
Cross-Connect Blocks / Accessories
Part Number: OR-30200024

Description: 900-pair 110 Field Termation Kit with back panel with 110C5s

900-pair 110 Block Kit with back panel includes nine 100-pair blocks without legs, 900-pair back panel, nine
jumper troughs, 180- 110C5 connecting blocks, label designation, and rivets (110-PA2-900 ft)

■ Specifications
Performance Category Data/Voice 

Pair Count 900 

Width 8.50" (21.59mm) 

Depth 8.13" (20.65mm) 

Height 61.42" (156.00mm) 

UL Listing No. E131600 

UL Standard UL1863 

CUL Listing No. E131600 

CUL Standard UL1863 

Product Fits Into 110 Cross Connect System Backboard Channels 

Labeling & Identification Yes 
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■ Construction
Material Finish/Plating

Backpanel  16 GA. (.06") Cold Rolled Steel  Painted black - no texture 

100-pair Block without legs  Polycarbonate UL94V-0 

Trough without legs  Polycarbonate UL94V-0 

110C Connector Housing  Polycarbonate UL94V-0 

IDC Contact  Phosphor Bronze 90/10 Tin Lead
Plating 

Designation Cover  PVC 

Designation Strip  Paper  White 

■ Features ■ Benefits
• Complete kit, 900-pair capacity
• Terminates using 22-26 AWG solid conductor cable
• Connecting blocks have color-coded tips that are
   pointed
• Supplied field designation strips
• Supports consolidation point applications

• Includes everything needed to assemble 900-pair cross
   connect field
• Addresses all standard conductor AWG sizes
• Guides conductors for quick and easy lacing
• Ease of identification supports the TIA 606 standards
• Addresses open office applications
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