
 
 
 
 

 
 

7/0.53mm Nc/Na 2 PAIR XLPE/ICAM/OHLS/GSWB/OHLS. 
 
TYPE KX THERMOCOUPLE.  300/500V.  IEC60332-3A. UK-494-301-178 

 
CONDUCTOR     : 7/0.53mm Nickel/Chrome 
 
INSULATION MATERIAL   : Cross Linked Polyethylene (BS7655 Type GP8) 
 
INSULATION RADIAL THICKNESS  : 0.40mm Nom 
 
CORE IDENTIFICATION   : Green 
 
DIAMETER:     : 2.40mm Nom 
 

 
CONDUCTOR     : 7/0.53mm Nickel/Aluminium 
 
INSULATION MATERIAL   : Cross Linked Polyethylene (BS7655 Type GP8) 
 
INSULATION RADIAL THICKNESS  : 0.40mm Nom 
 
CORE IDENTIFICATION   : White 
 
DIAMETER:     : 2.40mm Nom 
 

 
PAIRS      : 2 Cores twisted to form a pair 
 
INDIVIDUAL SCREEN    : - 7/0.30mm Tinned Copper Drain Wire 
        - Aluminium/Polyester Laminate Tape 
        - Numbered Tape 1-2 
        - Polyester Tape 
 

 
LAY-UP      : 2 Pairs laid up with fillers as required 
 
COLLECTIVELY SCREEN   : - Polyester Tape 
        - 7/0.30mm Tinned Copper Drain Wire 
        - Aluminium/Polyester Laminate Tape 
 
BEDDING MATL       : OHLS (Low Smoke Zero Halogens) BLACK 
 
RADIAL THICKNESS    : 1.1mm Nom 
 
UNDER-ARMOUR    : 12.3mm Nom 
 
BRAID ARMOUR    : 0.30mm Galvanised Steel Wire Braid.  
 
OVER- BRAID DIAMETER   : 13.80mm Nom 
 
SHEATHING MATL    : OHLS (Low Smoke Zero Halogens) 
 
SHEATH COLOUR     : Blue 
 
SHEATHING THICKNESS   : 1.50mm Nom 
 
OVERALL DIAMETER    : 16.8mm Nom 
 
CABLE WEIGHT    : 430 kg/km (approx.) 

 


