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Light duty twin swivel castors with 
bolt hole fitting

Brackets:
Pressed steel, with double ball bearing 
in the swivel head, bolted wheel axle, 
zinc-plated.

Wheels:
Nylon, colour black.

Variants:
With „stop-fix“ brake- FI

Technical data:
Wheel Ø  75 mm
Wheel width  2 x 23 mm
Load capacity  100 kg
Bearing version Plain bearing
Total height  98 mm
Bolt hole Ø  10,2 mm
Unit weight  0.36 kg
Offset     34 mm
Plate Ø     55 mm


