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Dimensions: 7.09"H x 3.74"W x 2.48"D (180.0mm x 95.0mm x 63.0mm)

Input voltage: 90 – 264 VAC

Input frequency: 47 – 63 Hz

Output power: 120 watts maximum

Over voltage protection: 118% maximum

k e y  f e a t u r e s  a n d  b e n e f i t s

a p p l i c a t i o n s

t e c h n i c a l  i n f o r m a t i o n

s p e c i f i c a t i o n s
The power supply shall supply an isolated 48 volt DC 
output at a rating of 120 watts. The power supply shall
provide a visible green indicator that illuminates and
must remain illuminated while the unit is powered on.
The power supply shall provide an IEC 320-C14 type
AC power inlet connector rated for 15A/250 VAC. The
output power connector shall consist of a keyed plastic
housing and two metallic crimp terminal contacts.
The output cable length shall extend 10' to allow for
maximum flexibility and cable routing. The power 
supply shall maintain a natural convection cooling
without external fans or other forced cooling.

Small form-factor design Minimizes space consumption and allows for flexible 
placement inside rack

Isolated 48 volt DC output Provides regulated 48 volt DC power at 120 watt output

High reliability Minimum Mean Time Before Failure (MTBF) rating of 
100,000 hours

Status LED indicator Visible green LED indicator remains lit while the unit is 
powered on

Long reach output power cord The output power cord extends 10' for 
convenient placement

The DPoE ™ 120 Watt Power Supply provides
48 volt DC output at 120 watt in a small 
form-factor design. This power supply is sized
for Power over Ethernet applications, which
require lighter loading via the DPoE ™ Power
Patch Panel or DPoE™ Compact 8 Midspan

supporting up to twenty-four Class 1, eighteen
Class 2 or nine Class 3 PoE devices.
The power supply requires an input power
cord compatible with country specific AC
power sources.

DPoE ™ 120 Watt Power Supply

DPoE ™ 120 Watt Power Supply

Power supply: DPOEPWRB120Y

DPoE ™ Power Patch Panel

24-port 
1 GbE panel: DPOE24U1XG

DPOE ™ Compact 8 Midspan

8-port power 
midspan: DPOE8S2XG

DPoE ™ Compact 8 Midspan 
Accessories
Wall mount 
bracket for
DPOE8S2XG: DPOEWM8B

1 RU shelf for
DPOE8S2XG: DPOESHELF

Modular 8-port 
passive module*: DPOEPL8BU

*Requires Mini-Com® Jacks, such as Panduit
parts CJ688TGIW, CC5E88IW, CMDSAQLCZBL
or CMBRS485BU.

DPoE ™ Power System

1 RU unmanaged 
chassis: DPOEPWRCU 

1250 watt 
power rectifier: DPOEPWRR1250

7.5A replacement
fuses (8) DPOEPWRF7.5

Power Cords

U.S.A.: CORD-S15

Japan: CORD-J15

Australia: CORD-A

Europe: CORD-E

United Kingdom: CORD-U

SPECIFICATION SHEET



D P o E ™ 1 2 0  W a t t  P o w e r  S u p p l y  T e s t  D a t a

Dimensions are in inches (Dimensions in parentheses are metric)

D P o E ™ 120 Watt Power Supply

Operating Temperature (ambient)

Environmental Testing

Operating Humidity

Storage Temperature

32° to 104°F (0° to 40°C)

5% to 90%, non-condensing

-31° to 185°F (-35° to 85°C)

Storage Humidity Up to 95%, non-condensing

Operating Altitude 0 to 10,000' (0 to 304.8M)

Designed to meet all international requirements

Regulatory Compliance
CE, CSA, FCC, TUV

Designed to meet all international requirements

Electromagnetic Compatibility
FCC Part 15, Class B
CE Class B emissions (EN55022)
CE Class A immunity (EN55024)

Designed to meet all international requirements

Safety Approvals
EN60950, CSA 22.2 #234, UL 1950

Output Power Connector
(Connect to Mating Connector
on DPoE™ Patch Panel)

Isometric (Front) View
DPOEPWRB120Y

Output Power Cord
(10' Length)

7.09"
(180.10mm)

1.97"
(50.00mm)

3.74"
(9.50mm)
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For a copy of Panduit product warranties, log on to www.panduit.com/warranty

Contact Customer Service by email: cs@panduit.com
or by phone: 800-777-3300 and reference NCSP25

Visit us at www.panduit.com
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