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Unit : mm

YV10x5HR4A-2

Focal Length (mm) 5 - 50 (10x)
Iris Range F1.6 - Close
Zoom Manual
Operation Focus Manual
Iris Manual
13 WIDE 51°17" x 39°36'
Angle Of View TELE 5°30' x 4°07'
(HxV) . WIDE 39°36' x 30°13'
TELE 4°07' x 3°06' v
Focusing Range (From Front Of The Lens) (m) 0 -0.3
Object 13 |WIDE 304 x 228
Dimensions TELE 54 x 41
at M.0.D. \ WIDE 228 x 171
(HxV) (mm) /4 TELE 41 x 31
Back Focal Distance (in air) (mm) 7.50
Exit Pupil Position (From Image Plane) (mm) -43
Filter Thread (mm) -
Mount CS
Mass (g) 80
Coil Resistance -
Current Consumption -
Remarks *With Metal Mount




