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10/100Base-T Fast Ethernet Panel, 48
ports / 1,2,3,6

  

• High performance design
• Front and rear designation strips
• Supports Ortronics color-coded icons

General Info

Mod Jack Wiring: 8 pos (1,2,3,6)
Number Of Ports: 48

Listing Agencies/Third Party Information

CSA Listing Info: LR 90894
CUL Listing No: E131600
FCC Standard: Yes
UL Listing No: E131600
UL Standard: Yes

Construction Information

Component1: Panel
Component2: Linear modular contact
Component3: 25-pair contacts
Finish Plating1: Painted black - texture, with white silkscreen

features & benefits

specifications



Finish Plating2: 50 micron in gold or GTX
Finish Plating3: Gold over nickel
Material1: 0.125" Aluminum
Material2: Phosphor bronze
Material3: Copper

Dimensions

Cable Diameter Range: 22-26 AWG
Depth Metric: 3.175 mm
Height Metric: 88.9 mm
Height U S: 3.5 in
Width Metric: 482.6 mm

Technical Information

Category Rating: Category 5
Performance Rating: 10/100Base-T

Buy American Act Compliance

Country of Origin: MEXICO
Buy American Act Status: Trade Agreement Act Compliant


