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Compact high density design
Plunger/grommet fasteners
Front loading
Fiber port labeling
Metal housing
Internal bend radius limiting feature built-in
Permanently attached insertion loss test data label

Dimensions

Rack Units: 1

Cord Information

Fiber Type: 50 LOMF
Max Insertion Loss: 0.5
Max Return Loss: 20

Technical Information

Connection Method: Method A
Typical Insertion Loss: 0.5
Typical Return Loss: 20

features & benefits

specifications


