Cable > Xtra-Guard > Xtra-Guard Flex > Multiconductor > Shielded > 600 V

Xtra-Guard® Torsional Flex €
Torsional Cable with 360° Twisting
600 V Shielded, Multiconductor

(34
o

24 AWG (0.23 mm?)

Stranding: 7/32 (7 x 0.20 mm)
Insulation thickness: 0.016 (0.41 mm)

Nominal Diameter Jacket Thickness
Part No. Conductors
Inch mm Inch mm
87003CY 3 0.246 6.25 0.050 1.27
87004CY 4 0.261 6.63 0.050 127
87005CY 5 0.278 7.06 0.050 1.27
UL AWM 20234 87007CY 7 0.313 7.95 0.050 1.27
CSA AWM I/1l A/B FT1
CE
Operating Temperature Stranding: 19/34 (19 x 0.16 mm)
e -10°C to +80°C (erXIng) Insulation thickness: 0.016 (0.41 mm)
¢ -30°C to +80°C (stationary) Part No. Conductors Nominal Diameter Jacket Thickness
Inch mm Inch mm
Conductor Color Coding 87103CY 3 0.263 6.68 0.050 1.27
¢ Numbered black conductors 87104CY 4 0.280 AL 0.050 1.27
o 1 yeIIow/green ground 87105CY 5 0.300 7.62 0.050 1.27
conductor 87107CY 7 0.340 8.64 0.050 1.27

« Jacket color: black

¢ Stranded bare copper Stranding: 19/32 (19 x 0.20 mm)
conductors Insulation thickness: 0.016 (0.41 mm)
o Therm9plast|c elastomer Part No. Conductors Nominal Diameter Jacket Thickness
insulation Inch mm Inch mm
¢ Tinned copper spiral shield, 87203CY 3 0.281 714 0.050 1.27
90% coverage 87204CY 4 0.300 7.62 0.050 1.27
¢ Oil-resistant polyurethane jacket 87205CY 5 0.321 815 0.050 1.27
87207CY 7 0.366 9.30 0.050 1.27
Availability

Bulk, cut to length
18 AWG (0.96 mm2)

FIT® Tubing Recommendations Stranding: 19/30 (19 x 0.25 mm)
* FIT-FLEX: Highly flexible, Insulation thickness: 0.016 (0.41 mm)
cross-linked silicone rubber Nominal Diameter Jacket Thickness
* FIT-650: Chemical/ Part No. Conductors Inch mm Inch mm
temperature resistant cross- 87303CY 3 0.302 7.67 0.050 1.27
linked fluoroelastomer 87304CY 4 0.324 8.23 0.050 1.27
87305CY 5 0.348 8.84 0.050 1.27
87307CY 7 0.399 1013 0.050 1.27
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