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Cable > Manhattan > Plenum Cable > Multiconductor > Overall Foil Shield > 300 V 

Manhattan™ Plenum Cable
300 V Overall Foil Shield, Multiconductor, FEP, FEP, Plenum Rated

UL CMP
CSA CMP FT6

Operating Temperature
•  -20°C to +150°C

Conductor Color Coding
•   Chart F (page 532),  

unless noted

Materials
•   Stranded tinned copper  

conductors
•  FEP insulation
•   Aluminum/polyester foil shield, 

25% overlap min. 
Foil facing outward 
Stranded tinned copper drain 
wire (see tables for size)

•  Slate FEP jacket

Availability
100 ft (30.5 m)
500 ft (152 m)
1000 ft (305 m)
Bulk, cut to length
(Minimums may apply)

24 AWG (0.22 mm2)

Stranding: 7/32 (7 x 0.20 mm)
Insulation thickness: 0.006 (0.15 mm)

24 AWG (0.22 mm2) drain wire

Part No. Conductors
Nominal Diameter Jacket Thickness

Inch mm Inch mm
M64837 2 0.096 2.44 0.010 0.25
M64838 3 0.102 2.59 0.010 0.25
M64839 4 0.111 2.82 0.010 0.25
M64840 5 0.122 3.10 0.010 0.25
M64841 6 0.133 3.38 0.010 0.25
M64842 7 0.133 3.38 0.010 0.25
M64843 8 0.168 4.26 0.012 0.30
M64844 9 0.159 4.04 0.012 0.30
M64845 10 0.172 4.37 0.012 0.30
M64846 12 0.178 4.52 0.012 0.30
M64847 15 0.193 4.90 0.012 0.30

22 AWG (0.35 mm2)

Stranding: 7/30 (7 x 0.25 mm)
Insulation thickness: 0.006 (0.15 mm)

24 AWG (0.22 mm2) drain wire

Part No. Conductors
Nominal Diameter Jacket Thickness

Inch mm Inch mm
M64800 2 0.108 2.74 0.010 0.25
M64801 3 0.115 2.92 0.010 0.25
M64802 4 0.126 3.20 0.010 0.25
M64803 5 0.138 3.51 0.010 0.25
M64804 6 0.151 3.84 0.010 0.25
M64805  7 0.151 3.84 0.010 0.25
M64806 8 0.168 4.27 0.012 0.30
M64807 9 0.181 4.60 0.012 0.30
M64808 10 0.196 4.98 0.012 0.30
M64809 12 0.203 5.16 0.012 0.30
M64812 15 0.221 5.61 0.012 0.30


