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Cable > Manhattan > Computer Cable > Multiconductor > Unshielded > 300 V 

Manhattan™ Computer Cable
300 V Unshielded, Multiconductor, SR-PVC, PVC

UL AWM 2464
UL CL2
CSA AWM I/II A/B FT4

Applications
•  Control and signal wiring
•  Computers
•  Instrumentation

Operating Temperature
•  -20°C to +105°C (CSA)
•  -20°C to +90°C (CL2)
•  -20°C to +80°C (AWM)

Conductor Color Coding
•  See tables

Materials
•   Stranded tinned copper  

conductors
•  Semirigid PVC insulation
•  Slate PVC jacket

Availability
100 ft (30.5 m)
500 ft (152 m)
1000 ft (305 m) 
(Minimums may apply)

24 AWG (0.22 mm2)

Stranding: 7/32 (7 x 0.20 mm)
Insulation thickness: 0.010 (0.25 mm)

Part No. Conductors
Nominal Diameter Jacket Thickness Color  

CodeInch mm Inch mm
882402 2 0.152 3.86 0.032 0.81 E
882403 3 0.159 4.04 0.032 0.81 E
882404 4 0.170 4.32 0.032 0.81 E
882406 6 0.197 5.00 0.032 0.81 E

22 AWG (0.35 mm2)

Stranding: 7/30 (7 x 0.25 mm)
Insulation thickness: 0.010 (0.25 mm) 

Part No. Conductors
Nominal Diameter Jacket Thickness Color  

CodeInch mm Inch mm
882202 2 0.164 4.17 0.032 0.81 R
882203 3 0.172 4.37 0.032 0.81 R
882204 4 0.185 4.70 0.032 0.81 R
882205 5 0.200 5.08 0.032 0.81 R
882206 6 0.215 5.46 0.032 0.81 R
882207 7 0.215 5.46 0.032 0.81 R
882208 8 0.230 5.84 0.032 0.81 R
882209 9 0.246 6.25 0.032 0.81 R
882210 10 0.264 6.71 0.032 0.81 R
882212 12 0.272 6.91 0.032 0.81 R
882215 15 0.294 7.47 0.032 0.81 F
882220 20 0.326 8.28 0.032 0.81 F
882225 25 0.364 9.25 0.032 0.81 F
882230 30 0.385 9.78 0.032 0.81 F
882240 40 0.429 10.90 0.032 0.81 F
882250 50 0.478 12.14 0.035 0.89 F
882260 60 0.520 13.21 0.035 0.89 F


