Cable > Communication, Control and Industrial > Multiconductor > Unshielded > 300 V

Communication and Control
300 V Unshielded, Multiconductor, PVC, PVC

14 AWG (2.09 mm?)

Stranding: 41/30 (41 x 0.25 mm)
Insulation thickness: 0.020 (0.51 mm)

Nominal Diameter Jacket Thickness
Part No. Conductors
Inch mm Inch mm
1891C 2 0.268 6.81 0.020 0.51
1891/3C 3 0.286 7.26 0.020 0.51
UL CL2 VW-1
CSA AWM I/l A/B FT1 12 AWG (3.31 mm2)
i Stranding: 65/30 (65 x 0.25 mm)
Operating Temperature Insulation thickness: 0.020 (0.51 mm)
200 o . " "
e -20°C to +80°C (AWM) Part No. Conductors Nominal Diameter Jacket Thickness
e -20°C to +75°C (CL2) Inch mm Inch mm
1892C 2 0.312 7.92 0.023 0.58
Conductor Color Coding 1892/3C 3 0.333 8.46 0.023 0.58

¢ Chart D (page 531)

Materials

¢ Stranded tinned copper
conductors

¢ PVC insulation

¢ Slate PVC jacket

Availability

100 ft (30.5 m)
500 ft (152 m)
1000 ft (305 m)
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