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Cable > Communication, Control and Industrial > Multiconductor > Braid Shield > 450 V 

Communication and Control 
450 V Braid Shield, Multiconductor, PVC, PVC

Operating Temperature
•  -20°C to +80°C

Conductor Color Coding
•  Chart D (page 531)

Materials
•  �Stranded tinned copper  

conductors
•  PVC insulation
•  �Clear polyester wrap 
•  �Bare copper braid shield,  

75% coverage
•  Slate PVC jacket

Availability
100 ft (30.5 m)
500 ft (152 m)
1000 ft (305 m)  

14 AWG (2.08 mm2)

Stranding: 41/30 (41 x 0.25 mm)
Insulation thickness: 0.020 (0.51 mm)

Part No. Conductors
Nominal Diameter Jacket Thickness

Inch mm Inch mm
1750 2 0.299 7.59 0.020 0.51
1751 3 0.317 8.05 0.020 0.51

12 AWG (3.29 mm2)

Stranding: 65/30 (65 x 0.25 mm)
Insulation thickness: 0.020 (0.51 mm)

Part No. Conductors
Nominal Diameter Jacket Thickness

Inch mm Inch mm
1760 2 0.337 8.56 0.020 0.51
1761 3 0.358 9.09 0.020 0.51


