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Wire > Hook-Up Wire  

Hook-Up Wire
600/150 V, XLPE

MIL-DTL-16878/1 (Type B)  
(600 V)

UL AWM 3265 (150 V) VW-1
CSA AWM I A/B FT1 (150 V) 

Operating Temperature
•   -55°C to +105°C (MIL)
•   -55°C to +125°C (UL, CSA)

Materials
•    Stranded tinned copper  

conductor
•   Cross-linked polyolefin  

insulation

Availability
100 ft (30.5 m)
1000 ft (305 m)

Part No.
Wire Size Stranding Insulation  

Thickness
Nominal  
Diameter

AWG mm2 AWG mm Inch mm Inch mm
7012 22 0.38 19/34  19 x 0.16 0.011 0.28 0.054 1.37
7013 20 0.62 19/32  19 x 0.20 0.011 0.28 0.06 1.52
7014 18 0.96 19/30  19 x 0.25 0.011 0.28 0.070 1.78

Insulation Colors
White
Black


