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Spec-00264CPH (763) 422-2211FX (763) 422-2600

Contractor
Type 3R
Screw-Cover Type 3R Boxes and Enclosures

Screw-Cover Gasketed, Type 3

Industry Standards

UL 508A Listed; Type 3, 12; File No. E61997
cUL Listed per CSA C22.2 No 94; Type 3, 12; File No. E61997

NEMA/EEMAC Type 3 and 12 (except for mounting provisions)
CSA, File 42184: Type 4 and 12
IEC 60529, IP66

Application
Use this enclosure as a wiring, junction, pull or terminal box in 
applications subject to windblown dust and/or rain.

Features
 •  Captivated stainless steel cover screws thread into sealed wells
 •  Oil-resistant gasket and adhesive
 •  Seams continuously welded and ground smooth
 •  No holes or knockouts
 •  Grounding stud on inside back of box

Specifications
 •  14 or 12 gauge G-90 grade galvanized steel bodies
 •  12 or 10 gauge G-90 grade galvanized steel covers

Finish
Cover is unpainted. Body external welds have zinc-rich ANSI 61 
powder.

Accessories
See also Accessories.
Industrial Corrosion Inhibitors
Electric Heater
Grounding Device
Mounting Bracket Kit
Bulletin: A90GS
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Standard Product 
Catalog Number AxBxC in. AxBxC mm Body Gauge Cover Gauge Number of Cover Screws
A664GSC 6.00 x 6.00 x 4.00 152 x 152 x 102 14 12 4
A864GSC 8.00 x 6.00 x 4.00 203 x 152 x 102 14 12 4
A884GSC 8.00 x 8.00 x 4.00 203 x 203 x 102 14 12 4
A1084GSC 10.00 x 8.00 x 4.00 254 x 203 x 102 14 12 6
A10104GSC 10.00 x 10.00 x 4.00 254 x 254 x 102 14 12 8
A12124GSC 12.00 x 12.00 x 4.00 305 x 305 x 102 14 12 8
A666GSC 6.00 x 6.00 x 6.00 152 x 152 x 152 14 12 4
A886GSC 8.00 x 8.00 x 6.00 203 x 203 x 152 14 12 4
A10106GSC 10.00 x 10.00 x 6.00 254 x 254 x 152 14 12 8
A12106GSC 12.00 x 10.00 x 6.00 305 x 254 x 152 14 12 8
A12126GSC 12.00 x 12.00 x 6.00 305 x 305 x 152 14 12 8
A16126GSC 16.00 x 12.00 x 6.00 406 x 305 x 152 14 12 8
A16166GSC 16.00 x 16.00 x 6.00 406 x 406 x 152 14 10 8
A18186GSC 18.00 x 18.00 x 6.00 457 x 457 x 152 14 10 8
A20166GSC 20.00 x 16.00 x 6.00 508 x 406 x 152 14 10 8
A24246GSC 24.00 x 24.00 x 6.00 610 x 610 x 152 14 10 12
A888GSC 8.00 x 8.00 x 8.00 203 x 203 x 203 14 12 4
A10108GSC 10.00 x 10.00 x 8.00 254 x 254 x 203 14 12 8
A12128GSC 12.00 x 12.00 x 8.00 305 x 305 x 203 14 12 8
A16168GSC 16.00 x 16.00 x 8.00 406 x 406 x 203 14 10 8
A20208GSC 20.00 x 20.00 x 8.00 508 x 508 x 203 14 10 8
A24208GSC 24.00 x 20.00 x 8.00 610 x 508 x 203 14 10 10
A24248GSC 24.00 x 24.00 x 8.00 610 x 610 x 203 14 10 12
A30248GSC 30.00 x 24.00 x 8.00 762 x 610 x 203 14 10 12
A242410GSC 24.00 x 24.00 x 10.00 610 x 610 x 254 14 10 12
A121212GSC 12.00 x 12.00 x 12.00 305 x 305 x 305 14 12 8
A161612GSC 16.00 x 16.00 x 12.00 406 x 406 x 305 14 10 8
A202012GSC 20.00 x 20.00 x 12.00 508 x 508 x 305 14 10 8
A242412GSC 24.00 x 24.00 x 12.00 610 x 610 x 305 14 10 12
A303012GSC 30.00 x 30.00 x 12.00 762 x 762 x 305 12 10 12
A363612GSC 36.00 x 36.00 x 12.00 914 x 914 x 305 12 10 16


