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LC DUPLEX CONNECTOR
2 PLACES

1. MAXIMUM INSERTION LOSS PER
CONNECTOR MATED TO REFERENCE
LEAD: 0.20 dB + 0.70 dB/km,
SEE TABLE.

2. MINIMUM RETURN LOSS: 55 dB

3. PRODUCT AND PROCESSING MUST MEET
REQUIREMENTS OF TYCO ELECTRONICS
STANDARD 2350—702.
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SINGLEMODE LDD TWIN ZIP CABLE
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0.20 7.00+£0.08 [275.6+3.0] 5—6574657—1
0.20 6.00+£0.08 [236.2+3.0] 5—6574657-0
0.20 0.50£0.03 [19.68+1.18] 2—65/74657-9
0.22 33.00£0.33 [1299.24+13.0] 2—6574657-8
0.22 27.00£0.30 [1063.0+12.0] 2—6574657—7
0.22 24.00+0.30 [944.9+12.0] 2—6574657-6
0.21 18.00+£0.30 [708.7+12.0] 2—6574657-5
0.22 28.00£0.30 [1102.44+12.0] 2—06574657—-4
0.22 25.00+0.30 [984.2+12.0] 2—6374657-3
0.22 22.00+0.30 [866.1+12.0] 2—6574657-2
0.21 21.00+0.30 [826.8+12.0] 2—6374657-1
0.21 19.004£0.30 [748.0+12.0] 2—6574657-0
0.21 14.00+0.15 [551.2+6.0] 1-6574657-9
0.21 12.00+0.15 [472.4+6.0] 1-657/4657-38
0.21 15.00+0.15 [590.6+6.0] 1-6374657—7
0.20 8.00+0.15 [315.0+6.0] 1-65/465/7-6
0.55 500.0+5.0 [19685.0£197.0] 1-65/74657-5
0.20 1.5040.05 [59.1£2.0] 1-6374657—4
0.21 16.00+£0.30 [630.0+12.0] 1-63574657-3
0.28 100.0+£1.0 [3937+39] 1-6374657-2
0.24 60.0£0.6 [2362+24] 1-6374657-1
0.24 50.0£0.5 [1969+20] 1-65/74657-0
0.23 40.0£0.4 [1575%£16] 6374657-9
0.22 30.0£0.3 [1181+12] 6574657-8
0.21 20.0+0.3 [787+12] 63746577
0.21 10.0+40.15 [394+6] 6574657-6
0.20 5.00+£0.08 [196.9+3.0] 6574657-5
0.20 4.0040.08 [157.5+3.0] 6374657 —4
0.20 3.00+£0.05 [118.1+2.0] 65746573
0.20 2.00+0.05 [78.7+2.0] 6374657-2
0.20 1.00+0.05 [39.4+2.0] 65746571
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