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21 Marking using adhesive strips (width 5 mm)

CPFT2 / ... or CPFT2 / 5 ...
Plugs,

wires parallel to connection

1 Flanges assembly  L + R + screw
2 Flanges assembly  L + R + M 2,5 screw
3 Test plug
4 Collar

5 Coding part
6 Coding  tool

axis spacing  6.3 mm
axis spacing 5.08 mm
dia. 2 mm

  (see section on coding)
21 Marking using adhesive strips (width 5 mm)

CPFT2 / R-... or CPFT2 / 5R ...
Plugs,

wires perpendicular to connection

axis spacing  6.3 mm
axis spacing 5.08 mm
dia. 2 mm

  (see section on coding)

Range of CPFT2 plugs,  2 to 24 pole,
perpendicular and parallel to the connection
with test  point for dia. 2 and dia. 2.3 mm
plugs.
They receive two types of snap-on flange
compatible with standard products :
-  BCF type flanges, spacing to the last pin

6.3 mm,
- BCPF type flanges, spacing to the last

pin 5,08 mm.

CPFT2 / ... / PT cable clamp plug.
Makes it possible to :
- secure the cable,
- protect the connections against wire

tearing,
- remove the plug more easily,
- direct the wires and cable in five different

ways,
- use 2 cables on the 8 to16 pole plugs.

Efficient system of coding and double
polarization at 180° :
- cut out the separator on the plug and insert

a coding peg COPE type on the socket.

Type Part number P/N black P/N Grey

Type Part number

Type Part number P/N black P/N grey

Type Part number

R Markers                   Marking method

Number
of poles

L.
mm

Number
of poles

L.
mm

Rated wire size

Approvals

Accessories

Wire size

Other characteristics

Current

Voltage

Characteristics

Solid*

Stranded*

Wire stripping Recomm. Recomm.
length screwdriver torque Protection

Max. working temperature 100° C
Contact resistance < 5 m Ω

P.C.B. connectors
Screw-clamp connection

Spacing 5.08 mm and 5 mm

Body : UL94 V0

Spacing 5,08 mm .200" black body

Spacing 5 mm .197" grey body

Spacing 5,08 mm .200" black body

Spacing 5 mm .197" grey body

Spacing 5,08 mm .200"
and  5 mm .197"

Spacing 5,08 mm .200"
and  5 mm .197"

or or

Plug shape
TILE

2 CPFT2 / 2 0094 302.21 10,08
3 CPFT2 / 3 0094 303.22 15,16
4 CPFT2 / 4 0094 304.23 20,24
5 CPFT2 / 5 0094 305.24 25,32
6 CPFT2 / 6 0094 306.25 30,40
7 CPFT2 / 7 0094 307.26 35,48
8 CPFT2 / 8 0094 308.07 40,56
9 CPFT2 / 9 0094 309.00 45,64
10 CPFT2 / 10 0094 310.24 50,72
11 CPFT2 / 11 0094 311.11 55,80
12 CPFT2 / 12 0094 312.12 60,88
13 CPFT2 / 13 0094 313.13 65,96
14 CPFT2 / 14 0094 314.14 71,04
15 CPFT2 / 15 0094 315.15 76,12
16 CPFT2 / 16 0094 316.16 81,20
17 CPFT2 / 17 0094 317.17 86,28
18 CPFT2 / 18 0094 318.20 91,36
19 CPFT2 / 19 0094 319.21 96,44
20 CPFT2 / 20 0094 320.26 101,52
21 CPFT2 / 21 0094 321.13 106,60
22 CPFT2 / 22 0094 322.14 111,68
23 CPFT2 / 23 0094 323.15 116,76
24 CPFT2 / 24 0094 324.16 121,84

2 CPFT2 / 5-2 0095 302.22 10,00
3 CPFT2 / 5-3 0095 303.23 15,00
4 CPFT2 / 5-4 0095 304.24 20,00
5 CPFT2 / 5-5 0095 305.25 25,00
6 CPFT2 / 5-6 0095 306.26 30,00
7 CPFT2 / 5-7 0095 307.27 35,00
8 CPFT2 / 5-8 0095 308.00 40,00
9 CPFT2 / 5-9 0095 309.01 45,00
10 CPFT2 / 5-10 0095 310.25 50,00
11 CPFT2 / 5-11 0095 311.12 55,00
12 CPFT2 / 5-12 0095 312.13 60,00
13 CPFT2 / 5-13 0095 313.14 65,00
14 CPFT2 / 5-14 0095 314.15 70,00
15 CPFT2 / 5-15 0095 315.16 75,00
16 CPFT2 / 5-16 0095 316.17 80,00
17 CPFT2 / 5-17 0095 317.10 85,00
18 CPFT2 / 5-18 0095 318.21 90,00
19 CPFT2 / 5-19 0095 319.22 95,00
20 CPFT2 / 5-20 0095 320.27 100,00
21 CPFT2 / 5-21 0095 321.14 105,00
22 CPFT2 / 5-22 0095 322.15 110,00
23 CPFT2 / 5-23 0095 323.16 115,00
24 CPFT2 / 5-24 0095 324.17 120,00

2 CPFT2 / R-2 0094 352.22 10,08
3 CPFT2 / R-3 0094 353.23 15,16
4 CPFT2 / R-4 0094 354.24 20,24
5 CPFT2 / R-5 0094 355.25 25,32
6 CPFT2 / R-6 0094 356.26 30,40
7 CPFT2 / R-7 0094 357.27 35,48
8 CPFT2 / R-8 0094 358.00 40,56
9 CPFT2 / R-9 0094 359.01 45,64
10 CPFT2 / R-10 0094 360.06 50,72
11 CPFT2 / R-11 0094 361.23 55,80
12 CPFT2 / R-12 0094 362.24 60,88
13 CPFT2 / R-13 0094 363.25 65,96
14 CPFT2 / R-14 0094 364.26 71,04
15 CPFT2 / R-15 0094 365.27 76,12
16 CPFT2 / R-16 0094 366.20 81,20
17 CPFT2 / R-17 0094 367.21 86,28
18 CPFT2 / R-18 0094 368.02 91,36
19 CPFT2 / R-19 0094 369.03 96,44
20 CPFT2 / R-20 0094 370.00 101,52
21 CPFT2 / R-21 0094 371.25 106,60
22 CPFT2 / R-22 0094 372.26 111,68
23 CPFT2 / R-23 0094 373.27 116,76
24 CPFT2 / R-24 0094 374.20 121,84

2 CPFT2 / 5R-2 0095 352.23 10,00
3 CPFT2 / 5R-3 0095 353.24 15,00
4 CPFT2 / 5R-4 0095 354.25 20,00
5 CPFT2 / 5R-5 0095 355.26 25,00
6 CPFT2 / 5R-6 0095 356.27 30,00
7 CPFT2 / 5R-7 0095 357.20 35,00
8 CPFT2 / 5R-8 0095 358.01 40,00
9 CPFT2 / 5R-9 0095 359.02 45,00
10 CPFT2 / 5R-10 0095 360.07 50,00
11 CPFT2 / 5R-11 0095 361.24 55,00
12 CPFT2 / 5R-12 0095 362.25 60,00
13 CPFT2 / 5R-13 0095 363.26 65,00
14 CPFT2 / 5R-14 0095 364.27 70,00
15 CPFT2 / 5R-15 0095 365.20 75,00
16 CPFT2 / 5R-16 0095 366.21 80,00
17 CPFT2 / 5R-17 0095 367.22 85,00
18 CPFT2 / 5R-18 0095 368.03 90,00
19 CPFT2 / 5R-19 0095 369.04 95,00
20 CPFT2 / 5R-20 0095 370.01 100,00
21 CPFT2 / 5R-21 0095 371.26 105,00
22 CPFT2 / 5R-22 0095 372.27 110,00
23 CPFT2 / 5R-23 0095 373.20 115,00
24 CPFT2 / 5R-24 0095 374.21 120,00

BCF 0177 970.01 0178 798.12
BCPF 0178 072.05 0178 795.07
FC2 0007 865.26

COCF 0199 320.04
OUCOP 0205 110.00

BCF 0177 970.01 0178 798.12
BCPF 0178 072.05 0178 795.07
FC2 0007 865.26

COCF 0199 320.04
OUCOP 0205 110.00


