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FEM8D2S

CBD2S

Heavy duty switch and fuse holder terminal blocks
Double-deck 
Screw clamp,   DIN 1 - DIN 3

M 4/8.D2.SF - for fuses 5x20 mm .197x.787 in. and 5x25 mm .197x.984 in. -  
4 mm² blocks - 8 mm .315" spacing

 9.5 mm / .37"
 0.5-0.8 Nm / 4.4-7.1  Ib.in

 630  2 300 2 300 2
 6.3 20 20

 4 mm2 12 AWG 12 AWG

 0.5 - 6   
  24-12 AWG 24-12 AWG
 0.5 - 4  

 IEC UL CSA
 NFC  DIN 

Characteristics

Wire size 
mm² / AWG

Voltage    V  
Current    A

Rated wire size    mm² / AWG
Wire stripping length    mm / inches
Recommended torque    Nm / Ib.in

Solid
Stranded

M 4/6.D2.SNBT - 4 mm² blocks - 6 mm .238" spacing - blade switch

 9.5 mm / .374"
 0.5-0.6 Nm / 4.4-5.3  Ib.in

 400 300 300
 10 15 15

 4 mm2 12 AWG 12 AWG

 0.5 - 4   
  24-12 AWG 22-12 AWG
 0.5 - 4  

 IEC UL CSA
 NFC  DIN 

Characteristics

Wire size 
mm² / AWG

Voltage    V  
Current    A

Rated wire size    mm² / AWG
Wire stripping length    mm / inches
Recommended torque    Nm / Ib.in

Solid
Stranded

1 Lower deck only.
2 Insulation voltage of terminal block - operating voltage : according to fuse.

 M 4/8.D2.SF  1SNA 115 604 R2100 50 
 M 4/8.D2.SF.V0  1SNA 195 604 R2200 50

Description Type  Catalog Number or Catalog Number  Packaging  
        

Standard block grey   
Standard block beige V0  

Selection

   0115 604 21 
   0195 604 22

 M 4/6.D2.SNBT  1SNA 115 561 R1500  50

Description Type  Catalog Number or Catalog Number  Packaging  
        

Standard block grey      

Selection

   0115 561 15

Accessories
End stop   BADH 12 mm 0116 900 27 1SNA 116 900 R2700 50
   BAMH 9.1 mm 0114 836 00 1SNA 114 836 R0000 50

End section Grey  FEMS6D 1.5 mm 0116 591 05 1SNA 116 591 R0500 20

Assembled jumper bar 2 poles  BJMI6D 32 A 1 0179 668 20 1SNA 179 668 R2000 10 
(with IP20 protection) 3 poles  BJMI6D 32A 1 0179 669 21 1SNA 179 669 R2100 10 
 4 poles  BJMI6D 32 A 1 0179 670 26 1SNA 179 670 R2600 10 
 5 poles  BJMI6D 32 A 1 0179 671 13 1SNA 179 671 R1300 10 
 10 poles  BJMI6D 32 A 1 0179 672 14 1SNA 179 672 R1400 10
Shield connector   CBD2S  0178 408 14        1SNA 178 408 R1400 50
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Accessories
End stop   BADH 12 mm 0116 900 27 1SNA 116 900 R2700 50
   BAMH 9.1 mm 0114 836 00 1SNA 114 836 R0000 50

End section grey  FEM8D2S 1.5 mm 0116 913 07 1SNA 116 913 R0700 20

Assembled jumper bar 2 poles  BJM8D 41 A 1 0168 520 05 1SNA 168 520 R0500 10 
(with IP20 protection) 3 poles  BJM8D 41 A 1 0168 521 22 1SNA 168 521 R2200 10 
 4 poles  BJM8D 41 A 1 0168 522 23 1SNA 168 522 R2300 10 
 5 poles  BJM8D 41 A 1 0168 528 24 1SNA 168 528 R2400 10 
 10 poles  BJM8D 41 A 1 0168 974 00 1SNA 168 974 R0000 10
Shield connector   CBD2S  0178 408 14        1SNA 178 408 R1400 50




