
192 Low Voltage Products & Systems 

1SXU 127 011 C0201 ABB Inc. • 888-385-1221 • www.abb-control.com

V 

A

 IEC UL CSA 

 

 

omniconnect

 2 
 3  CPFIC5 / 3  0299 337.05 15,16  
 4  CPFIC5 / 4  0299 249.25 20,24   
 5
 6  CPFIC5 / 6  0299 064.07 30,40
 7 
 8  CPFIC5 / 8  0299 253.11 40,56
 9  
 10  CPFIC5 / 10  0299 257.15 50,72
 11  CPFIC5 / 11  0299 261.11 55,80
 12  CPFIC5 / 12  0299 265.15 60,88
 13  
 14  
 15  
 16  CPFIC5 / 16  0299 286.03 81,20
 17 
 18  CPFIC5 / 18  0299 292.01 91,40
 19 
 20  CPFIC5 / 20  0299 298.17 101,52
 21 
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 23 
 24  CPFIC5 / 24  0299 304.15 121,84

 2 
 3 CPFIC5 / 3 0299 336.04 15,16
 4 CPFIC5 / 4 0299 248.24 20,24  
5  
 6 CPFIC5 / 6 0299 065.00 30,40
 7 
 8 CPFIC5 / 8 0299 252.10 40,56
 9  
 10 CPFIC5 / 10 0299 256.14 50,72
 11 CPFIC5 / 11 0299 260.24 55,80
 12 CPFIC5 / 12 0299 264.14 60,88
 13  
 14  
 15  
 16 CPFIC5 / 16 0299 285.02 81,20
 17 
 18 CPFIC5 / 18 0299 291.00 91,40
 19 
 20 CPFIC5 / 20 0299 297.06 101,52
 21 
 22 
 23 
 24 CPFIC5 / 24 0299 303.14 121,84

   0179 518.02
  0177 442.24
  0179 507.00
  0178 801.06  
  0176 192.11 

CPFIC5 / ... 
Plug housings

 1 Insert sleeve (8 to 24 poles cover)
 2 Plastic strap
 3 Tightening screw
 4 Tightening fl ange 

    
  
 
     (6 poles)
    (8 to 24 poles)
   

for 16 to 24 poles 
3 cable outlets

for 3 or 4 poles 
1 cable outlet

for 6 poles 
2 cable outlets

for 8 poles and 10 to 12 poles
2 cable outlets

3 poles housing cable Ø : 4 to 7 mm (with strap)
4 poles housing cable Ø : 4 to 9 mm (with strap)

6 poles housing cable Ø : 3 to 12 mm (with strap)
6 poles housing cable Ø : 4 to 12 mm (with fl ange)

 8 poles housing cable Ø : 4 to 15 mm (with strap)
 8 poles housing cable Ø : 7 to 15 mm (with fl ange)
10 to 12 poles housing cable Ø : 4 to 15 mm (with strap)
10 to 12 poles housing cable Ø : 7 to 15 mm (with fl ange)

RC 65 - RC 610 - RC 810 - RB5A
( see identifi cation table on the next page)

16 to 24 poles housing  cable Ø : 4 to 15 mm (with strap)
16 to 24 poles housing cable Ø : 7 to 15 mm (with fl ange)

For kit composition, refer to the next page.

Main functions :
- effectively protect connections from trac-

tion,
- simplify handling,
- enable multi-directional cable orientation.

Cables are very effectively fi xed by :
- a strap,
- metal fl anges in models for more than 

6  pole (from 6 to 24 poles, straps can be 
used instead of metal fl anges).

A grommet  to protect poles in wire to wire 
cabling. The grommet also protects fragile 
cables by enabling wider radius cable bends.
- Clamping capacities :
- with strap
 3 poles cover-cable -  ø 4 to 7 mm
 4 poles cover-cable -  ø 4 to 9 mm
 6 poles cover-cable -  ø 3 to 12 mm
  8 to 24 pole cover-cable - ø 4 to 15 mm
- with fl ange
 6 poles cover-cable -  ø 4 to 12 mm
 8 to 24 pole  cover-cable - ø 7 to 15 mm

- Several identifi cation marking possibilities

- Shutters are built into the cover. They can 
be removed without tooling.

- The unit can be tested once the cover has 
been closed without disconnection from 
the socket.

Note : Double-deck socket  "CPETD/...  V or 
CPETD/...  H " are not compatible with plug 
and housing.

Type Part number P/N black P/N grey

 R See section  Marking
  on marking method

 Type Part numberNumber
of poles

L.
 mm

Rated wire size

Approvals 

Accessories

Wire size

Other characteristics

Current

Voltage

Characteristics

Solid*

Stranded*

 Wire stripping Recomm. Recomm.     length screwdriver torque Protection   

Max. working temperature 100° C
Contact resistance < 5 m Ω

Housing kits

Spacing 5.08 mm and 5 mm

Body :  UL94 V0

 Spacing 5.08 mm .200" black body

 Spacing 5 mm .197" grey body

Plug shape
TILE


