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IndOOr/OutdOOr Cables3.
2

(3.2o) G-Series Subgrouping – Riser Rated Cables

Installation	loads	in	excess	of	2,700	N	(600	lbs.)	are	not	recommended.

Cable Characteristics:  
g-series subgrouping riser Cable with 6-Fiber subcables (4.5mm subcables)

FIber COunt dIaMeter 
MM (In)

WeIght 
kg/kM (lbs/1,000')

tensIle lOad MInIMuM bend radIus  

InstallatIOn n (lbs) OPeratIOnal n (lbs) InstallatIOn CM (In) lOng-terM CM (In)

12 14.6 (0.57) 207 (139) 3,800 (850) 1,200 (270) 21.9 (8.6) 14.6 (5.7)

18 14.6 (0.57) 208 (140) 4,700 (1,060) 1,800 (400) 21.9 (8.6) 14.6 (5.7)

24 14.6 (0.57) 209 (140) 5,600 (1,260) 1,800 (400) 21.9 (8.6) 14.6 (5.7)

30 15.6 (0.61) 240 (161) 7,500 (1,690) 2,400 (540) 23.4 (9.2) 15.6 (6.1)

36 16.9 (0.67) 282 (189) 8,900 (2,000) 2,850 (640) 25.4 (10.0) 16.9 (6.7)

g-series subgrouping riser Cable with 12-Fiber subcables (5.5mm subcables)

FIber COunt dIaMeter 
MM (In)

WeIght 
kg/kM (lbs/1,000')

tensIle lOad MInIMuM bend radIus  

InstallatIOn n (lbs) OPeratIOnal n (lbs) InstallatIOn CM (In) lOng-terM CM (In)

24 16.6 (0.65) 259 (174) 4,600 (1,030) 1,500 (340) 24.9 (9.8) 16.6 (6.5)

36 16.6 (0.65) 258 (173) 5,900 (1,330) 1,050 (440) 24.9 (9.8) 16.6 (6.5)

48 16.6 (0.65) 257 (173) 7,200 (1,620) 2,400 (540) 24.9 (9.8) 16.6 (6.5)

60 18.4 (0.72) 308 (207) 9,500 (2,140) 3,150 (710) 27.6 (10.9) 18.4 (7.2)

72 20.1 (0.79) 364 (245) 11,300 (2,540) 3,750 (840) 30.2 (11.9) 20.1 (7.9)

84 21.8 (0.86) 425 (286) 13,100 (2,950) 4,350 (980) 32.7 (12.9) 21.8 (8.6)

96 23.6 (0.93) 495 (333) 14,900 (3,350) 4,950 (1,110) 35.4 (13.9) 23.6 (9.3)

108 25.7 (1.01) 587 (394) 18,200 (4,090) 6,000 (1,350) 38.6 (15.2) 25.7 (10.1)

120 27.7 (1.09) 684 (460) 19,500 (4,380) 6,450 (1,450) 41.6 (16.4) 27.7 (10.9)

132 28.1 (1.11) 646 (434) 20,800 (4,680) 6,900 (1,550) 42.2 (16.6) 28.1 (11.1)

144 28.1 (1.11) 645 (433) 22,100 (4,970) 7,350 (1,650) 42.2 (16.6) 28.1 (11.1)

48-fiber	cable	(12-fiber	subcables)	using	62.5µm	standard	laser-optimized	fiber,	black	jacket	–example: 

G X 0 4 8 D W L S 9 K R

Ordering Information

digit no:

G D 9 R

1			 Subgrouping	Series	Ultra-Fox	=	G 
2		 6-fiber	subcables	=	B;	12-fiber	subcables	=	X 
3	–	5	 Fiber	count:	6-fiber	subcables	=	012–036,	12-fiber	subcables	=	024–144 
6	 Jacket	type:	Indoor/Outdoor	pVC	=	D 
7	–	9	 Fiber	type:	(see	Laser	Ultra-Fox	Fiber	performance	Table,	p.	23) 
10	 Ultra-Fox	fiber	with	900µm	tight-buffer	=	9  
11	 Standard	jacket	colors:	Black	=	K  
	 Optional	colors	available: 
	 	 62.5µm	multimode	(WLS,	WLX):	Orange	=	O 
	 	 50µm	multimode	(ALS,	ALX):	Orange	=	O 
	 	 50µm	10	Gigabit	multimode	(ALT,	ALE):	Aqua	=	Q 
	 	 Single-mode:	Yellow	=	Y  
12	 Rating:	Riser	=	R
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