
Description Catalog No.

20A GFCI Module (Manual Reset) � 20GFMODM

20A GFCI Module (Automatic Reset) � 20GFMODA

20A 125V/AC NEMA 5-20 Industrial Locking Receptacle � L520R •

20A 125V/AC NEMA 5-20 Single Straight Blade Receptacle � 1877BK

30A 250V/AC NEMA L6-30 Industrial Locking Receptacle � L630R •

30A Locking Receptacle Flip Lid Cover � WP2

50A 125/250V/AC Non-NEMA Locking Inlet (For RB200 Models) � CS6375 •

50A 125/250V/AC Non-NEMA Locking Inlet with Flip Lid (for RB300 Models) � CS6376 •

50A 125/250V/AC Non-NEMA Locking Outlet � CS6369 •

50A Locking Receptacle Flip Lid Cover  � 7788BK •

Temporary Power Distribution
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Rating Cord Plug Connector 
A V/AC Length Description (Male) (Female) Catalog No.

50A 125/250 50 ft. Non-NEMA 6/4   � PC50A •
(6/3 & 8/1)

Flexible Black  

Extension Cord CS6365EX CS6364EX

100 ft. Non-NEMA 6/4   � PC50B •
(6/3 & 8/1)

Flexible Black  

Extension Cord CS6365EX CS6364EX

50A 125/250 4 ft. Non-NEMA 6/4 � PA50-6 •
(6/3 & 8/1)

Flexible Black Blank/ 

Bare Wire Connector CS6364EX

50A 125/250 4 ft. NEMA 14-30P to 50A � A304WCSF •

Straight Blade to 50A Locking

Non-NEMA Adapter 5732AN CS6364EX

4 ft. NEMA 14-50P to 50A � A504WCSF •

Straight Blade to 50A Locking

Non-NEMA Adapter 5752AN CS6364EX

Cordsets & Adapters 
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120V/240V/AC (Max.)

Temporary Power

Accessories

•Powerful cord-gripping capability helps
eliminate conductor cord grip slip and strain
on terminals.

•Durable 6/4 SOOW cord.

FEATURES

•Connect RhinoBox to power sources and to
additional RhinoBoxes in series.

•Pro-Grip™ tough nylon devices resist impact
in heavy duty industrial environments. 

Temporary Power Accessories

RhinoBox Replacement Components

Icon Key
NAFTA Compliant - see page O-30


