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100B Material

596-00009 TAG26T6-100B TAG26T6 A
.5″

(12.7)

.375″
(9.52)

.75″
(19.05)

1.0″
(25.4)

.5″
(12.7)

3.35″
(85.09)

6 10000

596-00010 TAG2T5-100B TAG2T5 B
.5″

(12.7)

.5″
(12.7)

1.43″
(36.5)

1.62″
(41.28)

.66″
(16.81)

3.35″
(85.09)

5 10000

596-00014 TAG51T3-100B TAG51T3 C
1.0″

(25.4)

.35″
(8.8)

.75″
(19.05)

.937″
(23.7)

1.075″
(27.3)

3.35″
(85.09)

3 10000

596-00006 TAG22T2-100B TAG22T2 D
1.0″

(25.4)

.5″
(12.7)

1.43″
(36.5)

1.62″
(41.28)

1.075″
(27.3)

2.25″
(57.1)

2 5000

596-00007 TAG22T3-100B TAG22T3 E
1.0″

(25.4)

.5″
(12.7)

1.43″
(36.5)

1.62″
(41.28)

1.075″
(27.3)

3.35″
(85.09)

3 5000

596-00027 TAG9T3-100B TAG9T3 F
1.0″

(25.4)

.75″
(19.05)

2.25″
(57.1)

2.5″
(63.5)

1.0″
(25.4)

3.35″
(85.09)

3 5000

596-00013 TAG3T3-100B TAG3T3 G
1.0″

(25.4)

1.0″
(25.4)

3.75″
(95.25)

4.0″
(101.6)

1.075″
(27.3)

3.35″
(85.09)

3 3000

596-00011 TAG38T4-100B* TAG38T4 H
1.0″

(25.4)

1.5″
(38.1)

7.347″
(188.89)

7.75″
(196.80)

1.0″
(25.4)

4.10″
(104.14)

4 1000

596-00045 TAG53T2-100B TAG53T2 I
3.35″
(38.1)

.7″
(17.78)

1.437″
(36.49)

1.62″
(41.28)

1.5″
(38.1)

3.35″
(89.05)

2 2500

596-00005 TAG1T1-100B TAG1T1 J
1.9″

(19.05)

.75″
(19.05)

3.12″
(79.2)

3.42″
(86.8)

1.9″
(48.2)

3.875″
(98.42)

2 2500

596-00008 TAG24T1-100B TAG24T1 K
2.0″

(50.8)

.5″
(12.7)

1.437″
(36.49)

1.68″
(42.6)

2.0″
(50.8)

2.2″
(55.9)

1 1000

596-00002 TAG10T2-100B TAG10T2 L
2.0″

(50.8)

.75″
(19.05)

2.25″
(57.1)

2.5″
(63.5)

2.0″
(50.8)

3.875″
(98.42)

2 2500

596-00021 TAG7T1-100B* TAG7T1 M
2.0″

(50.8)

1.5″
(38.1)

7.347″
(188.89)

7.75″
(196.80)

2.0″
(50.8)

4.10″
(104.14)

2 1000

596-00016 TAG6T1-100B TAG6T1 N
2.0″

(50.8)

1.5″
(38.1)

3.75″
(95.25)

4.0″
(101.6)

2.0″
(50.8)

2.20″
(68.58)

1 1000

Dimensions are approximate and subject to technical changes.  Use Part No. for ordering and Type for specification purposes. 
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Thermal Transfer Self-Laminating Labels

See pages 140–141 for more information on label materials.

* TAG38T4-100B and TAG7T1-100B require that 256K of memory be installed in the TT1000 printer and 384K of memory in the TT300SM printer

Product Selection

HellermannTyton's self-laminating labels are used for marking wire and cable. The clear overlap protects printed information.
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Thermal Transfer Self-Laminating Labels continued
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