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InstaPATCH® QUATTRO Blank Panel  

Systimax Solutions

Dimensions 
Depth  76.20 mm | 3.00 in 

Height  19.05 mm | 0.75 in 

Weight  0.00 kg | 0.01 lb 

Width  70.10 mm | 2.76 in 

 

Electrical Specifications 
ANSI/TIA Category  6 | 6A 

 

Environmental Specifications 
Flammability Rating  UL 94 V0 

Operating Temperature  10 °C to +60 °C (+14 °F to +140 °F) 

 

General Specifications 
Product Type  Blank insert 

Brand  InstaPATCH® QUATTRO 

Color  Gray 

Package, quantity  12 

 

Mechanical Specifications 
Material Type  Polycarbonate 

Panel Style  Straight | Angled 

Regulatory Compliance/Certifications
Agency Classification
RoHS 2011/65/EU Compliant
ISO 9001:2008 Designed, manufactured and/or distributed under this quality management system
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