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 The LANscape system provides outlet solutions for all 
installation variants and mounting methods. There
are various styles available for surface, flush and race-
way mounting. 

 The 
LANscape 

    

    

       0 

  

 Specifications 

 General Specifications 
 Halogen-free      Yes                             

 Dust protection      Yes                             

 Design - Hardware 
 Number of Ports      2                             

 Colour      white, RAL 9010                             

 Mechanical characteristics 
 Dimensions (L x W)      75     mm     x     65     mm                       

 Chemical characteristics 

 RoHS 
       Free of hazardous substances according to RoHS 2002/95/
EG                         

 FutureCom™ Surface Mount Housing Set, 2 
ports, 75 x 65 mm 
 White 
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Ordering Information
Part Number CAXCSE-U0201-C001

Product Description

Surface Mount Housing 75 x 65 mm, with self-closing shutter, 
for 2 FutureCom modules 
*Not suited for connectors requiring the FutureCom Adapter or 
LANS/LANC adapter modules (S1200 Connector, Fibre Optic 
Adapters)

Weight 48 g

Shipping Information
Units per Delivery 1/1

FutureCom™ Surface Mount Housing Set, 2 
ports, 75 x 65 mm
White
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