
TYPE YS-A 
(Continued)

HYLINK™
UNINSULATED ALUMINUM
COMPRESSION SPLICE
UL Listed 90° C, 
600 Volts to 35 kV◆

▲ See tooling section of this catalog for complete tool and
die listings.

‡ UL Listed for Aluminum only. Not CSA certified.
* Use PUADP-1 adaptor with U dies in Y46 HYPRESS™.
** P39ART and P44ART for use with Y46 HYPRESS™ only.

PUADP-1 adapter not required.

Y644HS DIELESS HYPRESS™
RANGE-TAKING 
CAPABILITIES

The following size HYDENT™ lugs and two
way splices, when  crimped with the Y644HS
DIELESS HYPRESS™ tool, produce the
 following range-taking capabilities:

DIE AND COLOR
CODE INFORMATION

ELECTRO-TIN
PLATED

BELLED
END

CRIMP

(4) CENTER
WIRE STOP

CRIMPBELLED
END

■ The largest size for the Y35 is 400 kcmil.
*** Y60BHU only.

90° C Rated.
† Tested with Y644HS and PAT644 dieless tools only and

not UL Listed with any tool on 900 Compact Al.

Installation Tooling ▲
Y35, ■ Y39, Y750, Y46*, Y60BHU

Dieless (# of crimps/end) Die Number Die Index & Wire
Catalog Code Dimensions Mechanical Hydraulic (# of crimps Color Embossment Strip
Number Conductor B L HYTOOL™ HYPRESS™ per end) Code ▲ Length
YS26A1 2/0 str. 1.18 2.61 U26ART (2) Olive 297 1-3/8�

YS27A1 3/0 str. 1.31 2.88
MY29-3 (2) Y644HS (1)

U27ART (2) Ruby 467 1-1/2�

YS28A1 4/0 str. 1.40 3.06
MRC840AL (2) Y81KFT (2)

U28ART (2) White 298 1-5/8�

YS29A1 250 kcmil 1.46 3.18
Y81KFTMBH (2)

U29ART (2) Red 324 1-5/8�

YS30A1 300 kcmil 1.47 3.20
MY29-3 (2) PAT81KFT-18V (2)

U30ART (2) Blue 470 1-3/4�

Y644HS (1)
Y81KFT (3)

YS31A1 350 kcmil 1.89 4.04
Y81KFTMBH (3)

U31ART (2) Brown 299 2-1/8�

PAT81KFT-18V (3)
YS32A1 400 kcmil 2.30 4.86 U32ART (4) Green 472 2-1/2�

YS34A1 500 kcmil 2.38 5.00 U34ART (4) Pink 300 2-5/8�

YS36A1 600 kcmil 2.44 5.14
Y644HS (1)

U36ART (4) Black 473 2-7/8�

700/750 kcmil
Y81KFT (4)

YS39A1*
900 Compact Al †

2.50 5.26 Y81KFTMBH (4) U39ART-2 (4) Yellow 936 2-7/8�

700/750 kcmil
PAT81KFT-18V (4)

YS39AM1*
900 Compact Al †

2.63 5.58 P39ART** (4) Red 301 2-7/8�

YS44A1 1000 kcmil 2.84 5.94
—

P44ART** (4) Brown 302 3�

YS45A1 1250 kcmil 2.84 6.21 P48PR1/L44ART** (6) Brown 302 2-7/8�

YS46A1 1500 kcmil 3.40 7.05 L46ART*** (2) Blue 478 3-3/8�

YS47A1 1750 kcmil 3.99 8.31 L47ART*** (2) White 587 4�

YS48A1 2000 kcmil 3.66 7.58
—

L48ART*** (2) Red 479 3-5/8�

2250 kcmil
YS483A1

ALUMINUM ONLY
3.66 7.58 L48ART*** (2) Red 479 3-5/8�

• Also accommodates compressed and compact conduc-
tors. (Except 700 kcmil in 750 kcmil barrel.)

Note: All dimensions shown are for reference only.

Aluminum Connectors
Standard Expanded Standard Expanded Standard Expanded
Wire Size Wire Range Wire Size Wire Range Wire Size Wire Range
#6 AWG #6 AWG 1/0 AWG 1/0 - #1 AWG 250 kcmil 250 kcmil - 1/0 AWG
#4 AWG #4 - #6 AWG 2/0 AWG 2/0 - #1 AWG 300 kcmil 300 kcmil - 2.0 AWG
#2 AWG #2 - #6 AWG 3/0 AWG 3/0 - #1 AWG 350 kcmil 350 kcmil - 3/0 AWG
#1 AWG #1 - #2 AWG 4/0 AWG 4/0 - #1 AWG 400 kcmil 400 kcmil - 4/0 AWG

500 kcmil 500 kcmil - 4/0 AWG
600 kcmil 600 - 250 kcmil
750 kcmil 750 - 500 kcmil

Blue highlighted items are industry standard and most frequently ordered.
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