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Blue highlighted items are industry standard and most frequently ordered.

TYPES YAV BOX 
AND YAV
HYLUG™
Seamless Uninsulated
Compression Heavy Duty 
Ring Tongue Terminal

■ Use #14 groove
† UL Listed for 14 Str. to #10 Sol. & Str. when installed with

MR8G98 and Y8MRB-1 tools only.
* Class 1 & 2 connectors.

Bulk Wire
Catalog Wire Stud Dimensions Catalog Installation Strip
Number Range Size C L Max. Y Max. Z Min. Number Tooling Length
YAV18-T4 BOX 3, 4 .19 .62 .54 .16 YAV18-T4 Non-Ratchet:
YAV18-L33 BOX

22-18
4-6 .25 .67 .55 .18 YAV18-L33 Y10D, Y10-22

YAV18-T5 BOX
Str.

4-6 .31 .76 .61 .24 YAV18-T5 Ratchet: 9/32�

YAV18-T1 BOX
and

6-8 .31 .76 .61 .24 YAV18-T1 MR8G98, MR8-9Q,
YAV18 BOX

Sol.
8-10 .31 .76 .61 .24 YAV18 Y8MRB-1, MR20

YAV14-L33 BOX 4-6 .25 .71 .59 .18 YAV14-L33
YAV14-T5 BOX 20-14 4-6 .31 .79 .64 .24 YAV14-T5 Non-Ratchet:
YAV14-T1 BOX Str. 6-8 .31 .79 .64 .24 YAV14-T1 Y10D, Y10-22
YAV14-L36 BOX 8-10 .29 .74 .59 .18 YAV14-L36 Ratchet: 9/32�

YAV14 BOX 20-12 8-10 .31 .79 .64 .24 YAV14 MR8G98, MR8-9Q,
YAV14-T2 BOX Sol. 1/4 .42 .99 .75 .32 YAV14-T2 Y8MRB-1, MR20
YAV14-T3 BOX 5/16 .44 .99 .75 .32 YAV14-T3
YAV12-G2 BOX ■ 14-12 8-10 .30 .82 .67 .24 YAV12-G2 Y10D, Y8MRB-1
YAV12-G3 BOX ■ Str. 1/4 .36 1.00 .76 .34 YAV12-G3 M8ND w/N14HT

9/32�

YAV10-T7 BOX 4-6 .30 .93 .78 .24 YAV10-T7 *
YAV10-T11 BOX

†14 Str.
6-8 .38 .97 .79 .26 YAV10-T11

Non-Ratchet:

YAV10-L36 BOX
12-10

8-10 .29 .86 .71 .23 YAV10-L36
Y10D, Y10-22

YAV10 BOX 8-10 .38 .97 .79 .26 YAV10 *
Ratchet:

7/16�

YAV10-T3 BOX
Str.

1/4 .47 1.10 .87 .32 YAV10-T3
MR8G98, MR8-9Q,

YAV10-T2 BOX
and

5/16 .53 1.13 .87 .31 YAV10-T2 *
Y8MRB-1, MR20,

YAV10-T4 BOX
Sol.

3/8 .56 1.18 .90 .35 YAV10-T4 *
N10HT, N10HT-24

YAV9C-L36 BOX 8-10 .31 .97 .83 .15 YAV9C-L36 Ratchet:
YAV9C-T9 BOX

10-9
1/4 .44 1.19 .95 .31 YAV9C-T9 MR8-9Q, 7/16�

YAV9C-T4 BOX
Str.

5/16 .52 1.27 1.02 .36 — Y8MRB-1


