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1612 MicroNode, 1550 nm receiver, 1610 nm DFB transmitter with G/EPON pass
through port, 42/54 MHz split, with power inserter  

Broadband Solutions

Optical Specifications Rx 
Distortion Performance (CNR), minimum  48 dB 
Distortion Performance (CSO), maximum  60 dBc (relative to carrier) 
Distortion Performance (CTB), maximum  65 dBc (relative to carrier) 
Distortion Performance Note (CNR)  50–552 MHz CW Analog; 552–1002 MHz digital, 4 dBm receive 
Distortion Performance Note (CSO)  50–552 MHz CW Analog; 552–1002 MHz digital, 0 dBm receive 
Distortion Performance Note (CTB)  50–552 MHz CW Analog; 552–1002 MHz digital, 0 dBm receive 
Input Power, maximum  0 dBm 
Input Power, minimum  6 dBm 
Insertion Loss, passthrough port, maximum  1 dB 
LED Indicator, green  Optical input power 
Technology Type  Passive optical network (PON) compatible | RF over glass (RFoG) 
Wavelength, maximum  1565.00 nm 
Wavelength, minimum  1540.00 nm 
 

Rf Specifications Rx 
Operating Frequency Band  54–1002 MHz 
Flatness  ±2.0 dB 
Output Level, typical  17 dBmV @ 550 MHz 

77 dBµV @ 550 MHz 
Return Loss, minimum  16 dB 
Tilt Across Frequency Band, typical  5.00 dB 
 

Optical Specifications Tx 
Laser Type  Distributed feedback (DFB) Class 1 
Technology Type  Passive optical network (PON) compatible | RF over glass (RFoG) 
Wavelength, nominal  1610.00 nm 
Dynamic Range at NPR, minimum  15 dB @ 30 dB 
Laser Activation Time  1.5 µs 
LED Indicator, green  Upstream RF activity 
Output Power, typical  3 dBm 
Wavelength Range, passthrough port, maximum 1500.00 nm 
Wavelength Range, passthrough port, minimum  1260.00 nm 
 

Rf Specifications Tx 
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Flatness  ±1.0 dB 
Input Activation Level, typical  14.000 dBmV | 74.000 dBµV 
Input Power Range, typical  20–45 dBmV | 80–105 dBµV 
Operating Frequency Band  5–42 MHz 
Return Loss, minimum  16 dB 
 

Electrical Specifications 
Electrical Safety Standard  CE | IEC 608251 | TüV | US FCC Part 15B 
Power Consumption at Voltage, maximum  2.5 W @ 12 Vdc 
Surge Capability Test Method  IEEE C62.41A3 (6 kV, 200 A, Ring wave) on both ports 
Voltage Range  8.5–18 Vdc 
 

Environmental Specifications 
Operating Temperature  40 ºC to +65 ºC (40 ºF to +149 ºF) 
Relative Humidity  5%–95%, noncondensing 
 

Mechanical Specifications 
LED Indicator, green  dc input power 
Optical Port Interface  SC/APC Female 
RF Port Impedance  75 ohm 
RF Port Interface  F Female 
 

General Specifications 
Application  Indoor | Outdoor (enclosure required) 
Brand  BOS™ 
Warranty  One year 
 

Dimensions 
Height  24.64 mm | 0.97 in 
Length  105.41 mm | 4.15 in 
Net Weight  0.18 kg | 0.40 lb 
Width  89.66 mm | 3.53 in 

Regulatory Compliance/Certifications
Agency Classification
ISO 9001:2008 Designed, manufactured and/or distributed under this quality management system

Included Products

SVPI — Power Inserter for Subscriber Amplifiers 

* Footnotes

Distortion Performance (CNR), minimum  CNR—Composite Carrier to Noise Ratio 

Distortion Performance (CSO), maximum  CSO—Composite Second Order 

Product SpecificationsProduct Specifications
760141770   |   BOS760141770   |   BOS--MNMN--16121612

©©2013 CommScope, Inc. All rights reserved. All trademarks identified by 2013 CommScope, Inc. All rights reserved. All trademarks identified by ® ® or ™ are registered trademarks, respectively, of CommScope.or ™ are registered trademarks, respectively, of CommScope.  
All specifications are subject to change without notice. See www.commscope.com for the most current information. Revised: July 26, 2013All specifications are subject to change without notice. See www.commscope.com for the most current information. Revised: July 26, 2013

page 2 of 3page 2 of 3  
September 25, 2013September 25, 2013



Distortion Performance (CTB), maximum  CTB—Composite Triple Beat 

Distortion Performance Note (CNR)  CNR—Composite Carrier to Noise Ratio 

Distortion Performance Note (CSO)  CSO—Composite Second Order 

Distortion Performance Note (CTB)  CTB—Composite Triple Beat 

Dynamic Range at NPR, minimum  NPR—Noise/Power Ratio 
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