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19" EIA, (6) NEMA-5-15R RECEPT., FRONT
OUTLET STRIP, NEMA 5-15P PLUG, 15' CORD,

125V, 15 AMP., UL #1363 RATING, 1-RU. 

EST. WEIGHT : 
N/A

15A CIRCUIT BREAKER
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15  FT. 14/3 SJT BLACK W/ NEMA 5-15P
15A,120V MOLDED ON PLUG

15A, 120V
OUTLETS (3 PLACES)
NEMA 5-15R DUPLEX

18.375

PART NUMBER: 7219
MADE IN THE USA: NO
MOUNTING: H/V
AC RATING VOLTS: 120
AC RATING AMPS: 15 AMP DE-RATED 12 AMP UL
AC RETING WATTS: 1440
AC RATING FREQUENCY-Hz: 50/60 Hz
CIRCUIT BREAKER: 15A
POWER LED: GREEN
ON/OFF SWITCH: NO
OVER CURRENT PROTECTION: CB
POWER CABLE AWG: 14/3 SJT
POWER CABLE LENGTH: 15'
PLUG TYPE: NEMA 5-15P
RECEPTACLE TYPE: NEMA 5-15R
RECEPTACLE STYLE: DUPLEX
RECEPTACLE QUANTITY: 6
MAX OUTPUT PER POWERSTRIP: 12 AMP
JOULE RATING: N/A
UL RATING: 60950-1
CLAMPING LEVEL: N/A
RESPONSE TIME: N/A
MAX SURGE CURRENT: N/A
EMI/RFI NOISE REDUCTION: N/A
SURGE INDICATOR RED LED: N/A
CONNECTED EQUIPMENT WARRANTY: N/A
PRODUCT WARRANTY-GLCC: YES
CERTIFICATION/AGENCY APPROVALS: UL, CUL
UNIT WEIGHT LBS.: 4.2
 
 


