
simply unique Weather Resistant Bullet Camera

CVC6705SCS 4-9mm auto iris varifocal lens 

For more information contact Speco Technologies
200 New Highway, Amityville, NY 11701   •   Toll Free: 1-800-645-5516   •   Fax: 631-957-9142 or 631-957-3880
www.specotech.com

Speco Technologies is constantly developing and improving products.
We reserve the right to modify product design and specifications without notice and without incurring any obligation.                   Rev. 5/23/13

Specifications 
Image Sensor ............................. 1/3” Sony Super HAD™ CCD
Resolution................................... 540 TV lines
Minimum Illumination .................. 0.1 lux
Total Pixels ................................. 811 (H) x 508 (V)
Effective Pixels ........................... 768 (H) x 494 (V)
Electronic Shutter Speed ............ 1/60 sec. - 1/100,000 sec.
S/N Ratio .................................... More than 50dB
Signal Output .............................. 1.0Vp-p / 75 Ohms
Scanning System........................ 2:1 interlaced 
Synchronization .......................... Internal / Line Lock
Backlight Compensation ............. On / Off (adjustable)
AGC ............................................ On / Off (adjustable)
TV System .................................. NTSC
Privacy Function ......................... On / Off (4 zone)
White Balance ............................ ATW / AWB / Manual / AWC — SET
OSD ............................................ Available
Day/Night .................................... Color / BW / Auto
Operating Temperature/
Humidity...................................... -14˚F ‒ 120˚F / RH 95% max.
Storage Temperature/ 
Humidity...................................... - 30˚F ‒ 140˚F / RH 95% max.
Power Consumption ................... 120mA
Power Supply ............................. 12VDC (power supply not included) 
Dimensions ................................. 1.38” (W) x 1.38” (H) x 3.94” (L)
Weight ........................................ 1 lb.

Features 
• 1/3” Sony Super HAD™ CCD
• 540 TV lines of resolution
• Full OSD operation
• Mirror Image - To reverse field of view
• Privacy Screens - easy user set-up and dynamic control for exact settings
• Adjustability of several other camera functions including contrast, sharpness, CB-gain, etc.
• Includes mounting bracket
• Weather resistant operation
• IP66 compliant
• 5 year warranty 1.
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