
Audio/Communication Cable

SPECIFICATIONS

FOR MORE INFORMATION 

CONSTRUCTION

Individually Shielded Multi-Pair

CSA C22.2 No. 214 & CSA C22.2 No. 210.2  

CSA FT4 (Vertical Tray Flame Test) 

150 North Murray St. 
Trenton, Ontario 
(800) 263 . 3322 
www.decacables.com

Voltage: 600V

Options: Various colours for outer jackets

Various compounds and colours available for insulation

Conductor: Stranded, tinned copper

Insulation: Semi-rigid Polyvinyl Chloride (PVC)

Shield: Aluminum mylar tape shield with drain wire 

Outer Jacket: 105°C, flame and sunlight resistant Polyvinyl Chloride (PVC), Grey

Outer Jacket
Insulated Conductor

Tinned Concentric Copper

Rip Cord

Foil Mylar Tape

Drain Wire

Product
No.

Conductors Insulation 
Thickness

Outer Jacket 
Thickness

Nominal
Diameter Cable Weight

Maximum 
Pulling  
Tension

Nominal 
Cap.

Number AWG 
Size Strands Drain

Outer Jacket pF/ft

inches mm inches mm inches mm Lbs/mft kg/km lbs kgs A* B**

73-172 2 22 7/30 24 0.010 0.25 0.023 0.58 0.182 4.62 22.01 32.82 5 11 30 55

73-173 3 22 7/30 24 0.010 0.25 0.023 0.58 0.258 6.55 39.50 58.91 8 17 30 55

73-174 4 22 7/30 24 0.010 0.25 0.023 0.58 0.274 6.96 40.62 60.58 10 22 30 55

73-176 6 22 7/30 24 0.010 0.25 0.023 0.58 0.335 8.51 70.61 105.30 15 34 30 55

73-179 9 22 7/30 24 0.010 0.25 0.030 0.76 0.393 9.98 86.12 128.43 23 50 30 55

73-181 11 22 7/30 24 0.010 0.25 0.030 0.76 0.423 10.74 101.92 151.99 28 62 30 55

73-182 12 22 7/30 24 0.010 0.25 0.030 0.76 0.440 11.18 125.40 187.01 30 67 30 55

73-185 15 22 7/30 24 0.010 0.25 0.030 0.76 0.488 12.40 134.72 200.90 38 84 30 55

73-187 17 22 7/30 24 0.010 0.25 0.030 0.76 0.539 13.69 152.00 226.67 43 95 30 55

73-189 19 22 7/30 24 0.010 0.25 0.030 0.76 0.549 13.94 166.54 248.36 48 106 30 55

73-190 20 22 7/30 24 0.010 0.25 0.050 1.27 0.606 15.39 198.01 295.29 51 112 30 55

73-194 24 22 7/30 24 0.010 0.25 0.050 1.27 0.681 17.30 233.72 348.54 61 134 30 55

73-197 27 22 7/30 24 0.010 0.25 0.030 0.76 0.760 19.30 299.20 446.19 69 151 30 55

73-202 2 20 7/28 22 0.010 0.25 0.023 0.58 0.199 5.05 29.52 44.02 8 18 30 55

73-203 3 20 7/28 22 0.010 0.25 0.023 0.58 0.281 7.14 63.80 95.14 12 27 30 55

73-206 6 20 7/28 22 0.010 0.25 0.030 0.76 0.350 8.89 105.90 157.93 24 53 30 55

73-209 9 20 7/28 22 0.010 0.25 0.030 0.76 0.443 11.25 123.56 184.26 36 80 30 55

73-211 11 20 7/28 22 0.010 0.25 0.030 0.76 0.479 12.17 148.15 220.93 44 98 30 55

*Method A: Capacitance from conductor to conductor.
**Method B: Capacitance from one conductor to all others connected to shield.



Audio/Communication Cable

SPECIFICATIONS

FOR MORE INFORMATION 

CONSTRUCTION

Shielded Multi-Pair

CSA C22.2 No. 214 & CSA C22.2 No. 210.2  

CSA FT4 (Vertical Tray Flame Test) 

150 North Murray St. 
Trenton, Ontario 
(800) 263 . 3322 
www.decacables.com

Voltage: 600V

Options: Various colours for outer jackets

Various compounds and colours available for insulation

Conductor: Stranded, tinned copper

Insulation: Semi-rigid Polyvinyl Chloride (PVC)

Shield: Aluminum mylar tape shield with drain wire 

Outer Jacket: 105°C, flame and sunlight resistant Polyvinyl Chloride (PVC), Grey

Product
No.

Conductors Insulation 
Thickness

Outer Jacket 
Thickness

Nominal
Diameter Cable Weight

Maximum 
Pulling  
Tension

Nominal 
Cap.

Number AWG 
Size Strands Drain

Outer Jacket pF/ft

inches mm inches mm inches mm Lbs/mft kg/km lbs kgs A* B**

73-222 2 18 16/30 20 0.015 0.38 0.030 0.76 0.259 6.58 47.88 71.40 12 26 30 55

73-223 3 18 16/30 20 0.015 0.38 0.030 0.76 0.388 9.86 74.30 110.80 17 38 30 55

73-226 6 18 16/30 20 0.015 0.38 0.030 0.76 0.531 13.49 139.00 207.29 35 77 30 55

73-229 9 18 16/30 20 0.015 0.38 0.050 1.27 0.594 15.09 208.20 310.48 52 115 30 55

73-232 12 18 16/30 20 0.015 0.38 0.050 1.27 0.676 17.17 305.02 454.87 70 154 30 55

73-235 15 18 16/30 20 0.015 0.38 0.050 1.27 0.776 19.71 350.90 523.29 87 192 30 55

*Method A: Capacitance from conductor to conductor.
**Method B: Capacitance from one conductor to all others connected to shield.

Outer Jacket
Insulated Conductor

Tinned Concentric Copper

Rip Cord

Foil Mylar Tape

Drain Wire


