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Features
• Full HD 1080p video resolution via coax
• Micro-step technology allows one step angle in 256 micro steps 
• Enables ultra low speed down to 0.05°/s for high zoom operations
• Vector driving allows simultaneous pan and tilt motion
• Independent camera setup can be configured on each preset view
• Preset, Scan, Group, Pattern can be organized to predefined schedule
• Vandal resistant design, aluminum die-casting enclosure and polycarbonate   
 clear dome enables stable 24 hour security tasks.
• RTC (Real Time Clock) and temperature sensor to monitor the environment 
 of the site as well as fan and heater control
• Weather resistant operation
• IP66 compliant
• Includes built-in fan and heater
• 1 year warranty

Speco Technologies is constantly developing and improving products.
We reserve the right to modify product design and specifications without notice and without incurring any obligation.                   Rev. 2/22/13

Advantage of HD-SDI: Ease of installation. 
HD-SDI products that are newly installed or retrofitted into analog installations can use standard coaxial cable (RG/59, RG/6 and RG/11).  

Just install an HD-SDI DVR as well as your cameras and installation is complete. 
There is no additional training needed and no networking.

HD-SDI 1080p
Motorized Speed Dome Camera

with 20x Optical Zoom Lens

HDP20X   4.7 - 94mm, 20x optical zoom with 10x digital zoom lens

General Features
Fast & Silent Motion
• Adaptive pan tilt speed to zoom ratio
• Lightning speed (max. 360° / sec.)
• Smooth manual speed (min. 0.05° / sec.)
• Endless 360° pan rotation

HD Zoom Camera
• x200 zoom control (optical 20x, digital 10x)
• Day/Night (ICR)
• WDR (wide dynamic range)
• DNR (digital noise reduction)

Powerful Function
• 255 preset positions with alphanumeric labels
• 4 pattern, 8 scan and 8 group functions
• 8 privacy zones (spherical coordinates)
• 7 rules for schedule function based on day and time
• Auto flip, auto parking, power-up action
• Freeze in preset function
• On-screen display of real time and temperature
• Built-in 8 sensor inputs and 4 relay outputs
• Vandal resistant (dome cover: PC, 
   housing & accessories: AL die-cast)
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Specifications 
Camera
Image Sensor.................................1/3” 2 megapixel CMOS
Resolution......................................1080p HD
Minimum Illumination.....................Color: 1.7 lux (sense-up off), 0.5 lux (sense-up on)  @ F1.6, 50 IRE 
 BW: 0.3 lux (sense-up off), 0.095 lux (sense-up on) @ F1.6, 50 IRE
S/N Ratio .......................................50dB (AGC Off)  
Zoom .............................................20x optical zoom & 10x digital zoom (total 200x) 
Focal Length .................................. f = 1.7 (W) ‒ 94.0 (T) mm, F1.6 (W) ‒ 3.5 (T) 
Horizontal Angle ............................H: 55.4° (W) ‒ 2.9° (T) 
Shutter Speed................................1/2 sec. ‒ 1/10,000 sec. (22 Steps) 
Day & Night ...................................Auto / Day / Night (ICR) 
Focus  ............................................Auto / Manual
Exposure Mode .............................Full Auto / Shutter / Iris / Bright / Manual 
White Balance ...............................Auto WB / Indoor / Outdoor / One-push / Manual / Sodium Lamp / Sodium Auto / Outdoor Auto / Auto 
AGC ...............................................Auto / Manual ( -3dB - 28dB, 8 step) 
WDR ..............................................On / Off 
 
Pan/Tilt
Pan Range.....................................360° (endless) 
Tilt Range ......................................180° 
Pan/Tilt Speed ...............................Preset: 360° scan: 1° - 180°/sec. Manual: 0.05° - 360°/sec. (zoom proportional)
Preset  ...........................................255 presets with labels / independent camera setup 
Pattern  ..........................................4 patterns 
Scan  .............................................8 scans 
Group ............................................8 groups (max. 20 entities per group) 
Other Functions  ............................Power-up action & etc.

General
Video Out .......................................HD-SDI, SMPTE-292M (1280X720p/59.94Hz, 1280X720p/50Hz, 1920X1080i/59.94Hz, 1920X1080i/50Hz)
Communication..............................RS-485 
Protocol .........................................Auto (Pelco-D, Pelco-P, Samsung-E can be supported automatically)
Privacy Zone..................................8 zones
Sensor In/Out ................................Built-in 8 input / 4 relay output
OSD ...............................................On / Off
Power Consumption.......................1A (heater off) / 2.3A (heater on)
Power Supply................................. 24VAC (power supply not included)
Operating Temperature ..................-40˚ F ‒ 122˚ F
Dimensions ....................................7.36” (H) x 10.2” (Dia.)
Weight ...........................................13.2 lbs.
Approvals.......................................FCC, CE, IP66, RoHS
Material  .........................................Body: aluminum die-casting  /  Clear bubble: polycarbonate 
Outdoor Housing ........................... IP66 compliant/ vandal resistant structure 

HD-SDI 1080p Motorized Speed Dome Camera
with 20x Optical Zoom Lens

Optional Accessories
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CMHDP20X
Corner Mount

LCMHDP20X
Long Ceiling Mount

PAHDP20X
Parapet Arm

PMHDP20X
Pole Mount

SCMHDP20X
Short Ceiling Mount


