
Proxim Gigabit PoE Injector  
CPN#76346 

 
 
Universal 32 Watt (IEEE802.3af Non-Compliant) 
PoE plus Gigabit 
 
 
• 10/100/1000 (MbPS) Data Rates  
• Self-contained Injector  
• 100-250VAC Universal Input  
• Desktop Style / Non-vented Case  
• IEEE802.3af Non-Compliant  
• Power ON LED  
• UNH IOL Test Report  
• Over Load Shutdown and Short Circuit Protection  
• Regulated Output With Low Ripple  
• Complies with EMI/RFI Regulations  
• CE Compliant 
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