
 

R062MB0102HSGR062MB0102HSG  
Straight Section for WR62, 12.4–18.0 GHz, with interface types UG419/U and PDR140, 
102 mm, gray  

Electrical Specifications 
Operating Frequency Band 12.4 – 18.0 GHz 
VSWR  1.05 
 

General Specifications 
Component  Straight Section 
Waveguide Size  WR62 | WG18 | R140 
Finish  Gray 
Interface  UG419/U 
Interface 2  PDR140 
Length  102 mm | 4 in 

 
 
Component  
 

 

Interface  
 

 

Interface 2  
 

 

Regulatory Compliance/Certifications
Agency Classification
ISO 9001:2008 Designed, manufactured and/or distributed under this quality management system
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