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30” WIDE CABINET 
RFM SERIES 30 

PART 
NUMBER 

A B C # OF U’S 

NEW RFM-302483 30.00 24.00 83.00 44U 

 RFM-303083 30.00 30.00 83.00 44U 

 RFM-303072 30.00 30.00 72.00 38U 

 RFM-303059 30.00 30.00 59.00 30U 

 RFM-303035 30.00 30.00 35.00 17U 

 RFM-303683 30.00 36.00 83.00 44U 

 RFM-303672 30.00 36.00 72.00 38U 

 RFM-303659 30.00 36.00 59.00 30U 

 RFM-303635 30.00 36.00 35.00 17U 

 RFM-304283 30.00 42.00 83.00 44U 

 RFM-304272 30.00 42.00 72.00 38U 

 RFM-304259 30.00 42.00 59.00 30U 

 RFM-3042735 30.00 42.00 35.00 17U 

24”WIDE CABINETS 
RFM SERIES 24

     

NEW RFM-242483 24.00 24.00 83.00 44U 

 RFM-243083 24.00 30.00 83.00 44U 

 RFM-243072 24.00 30.00 72.00 38U 

 RFM-243059 24.00 30.00 59.00 30U 

 RFM-243035 24.00 30.00 35.00 17U 

 RFM-243683 24.00 36.00 83.00 44U 

 RFM-243672 24.00 36.00 72.00 38U 

 RFM-243659 24.00 36.00 59.00 30U 

 RFM-243635 24.00 36.00 35.00 17U 

 RFM-244283 24.00 42.00 83.00 44U 

RFM-244272 24.00 42.00 72.00 38U 

RFM-244259 24.00 42.00 59.00 30U 

RFM-244235 24.00 42.00 35.00 17U 

RFM SERIES 30 AND SERIES 24CABINET FRAMES

HEAVY GAUGE STEEL   
ALL WELDED CONSTRUCTION 

ALL FRAMES SEISMICALLY RATED ZONE 4 BELLCORE 
GR-63-CORE 

PROVISIONS FOR FANS AND/OR CABLE ACCESS 

ADJUSTABLE LEVELLING FEET  
INCLUDED 

CASTERS AVAILABLE AS AN  
OPTION 

GROUNDING POINTS IN TOP AND BASE 

PROVISIONS FOR BOLTING TO FLOOR 

EPOXY POWDER COATED IN  
TEXTURED BLACK 

CUSTOM COLOURS AND  
SIZES AVAILABLE ON  
REQUEST 

A B

C

30” Wide cabinet frame
Part Number A B C # of U’s

RFM-304890 30.150 48.150 90.00 48U

RFM-304883 30.150 48.150 83.00 44U

RFM-304290 30.150 48.150 90.00 48U

RFM-304283 30.150 48.150 83.00 44U

RFM-304272 30.150 42.150 72.00 38U

RFM-304259 30.150 42.150 59.00 30U

RFM-304235 30.150 42.150 35.00 17U

RFM-303690 30.150 36.150 90.00 48U

RFM-303683 30.150 36.150 83.00 44U

RFM-303672 30.150 36.150 72.00 38U

RFM-303659 30.150 36.150 59.00 30U

RFM-303635 30.150 36.150 35.00 17U

RFM-303083 30.150 30.150 83.00 44U

RFM-303072 30.150 30.150 72.00 38U

RFM-303059 30.150 30.150 59.00 30U

RFM-303035 30.150 30.150 35.00 17U

RFM-302483 30.150 24.150 83.00 44U

24” Wide cabinet frame
Part Number A  B C # of U’s

RFM-244890 24.00 48.150 90.00 48U

RFM-244883 24.00 48.150 83.00 44U

RFM-244290 24.00 42.150 90.00 48U

RFM-244283 24.00 42.150 83.00 44U

RFM-244272 24.00 42.150 72.00 38U

RFM-244259 24.00 42.150 59.00 30U

RFM-244235 24.00 42.150 35.00 17U

RFM-243690 24.00 36.150 90.00 48U

RFM-243683 24.00 36.150 83.00 44U

RFM-243672 24.00 36.150 72.00 38U

RFM-243659 24.00 36.150 59.00 30U

RFM-243635 24.00 36.150 35.00 17U

RFM-243083 24.00 30.150 83.00 44U

RFM-243072 24.00 30.150 72.00 38U

RFM-243059 24.00 30.150 59.00 30U

RFM-243035 24.00 30.150 35.00 17U

RFM-242483 24.00 24.150 83.00 44U

Standard Features:

• Top c/w cable access openings (cover plates provided)
• 4 Grounding points

- 2 in top (#10-32 x 1/2” stud)
- 2 in base (1/4-20 x 1/2” stud)

• Adjustable levelling feet
• Durable textured powder coated finish
• Standard colour is all black
• Custom colours and sizes available upon request

Highlights:

• Heavy gauge steel
• All welded construction
• Provisions for fans and cable access
• Easily bolts to floor
• Load capacity : up to 2500 lbs
• Casters available as an option

RFM SERIES 30 & RFM SERIES 24 CABINET FRAMES
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