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pv photovoltaiC wire 
600 volt

• for use in solar power applications

• rated 90°C for exposed or concealed wiring in wet or dry locations

• rated for direct burial

A P P L i C A T i O n S  Suitable for use as follows:

• Stranded copper conductors

• xlp insulation

• ul Subject 4703

•  ul 44

• ul 854

S P e C i F i C A T i O n S

Bare or Tinned  
Stranded Copper 
Conductors

XLP Insulation

Direct Burial

-40°C to +90°C

600 Volt

•  Southwire pv photovoltaic Wire is manufactured using stranded copper conductors with 

single layer xlp insulation

•  bare or Tinned Conductors

•  -40°C to +90°C

•  Sunlight resistant

•  rohS Compliant

•  direct burial

•  Sample print legend:

SouThWIre e316464 (o) (ul) pv WIre 10 AWG (5.26mm2) Cu 600v 90° WeT 

or dry (-40°C) SuN reS dIreCT burIAl vW-1 or uSe rhW-2 600v — rohS

C O n S T R U C T i O n

other sizes and strand configurations are available upon request. Also available in various colors.

W e i g h T S ,  M e A S U R e M e n T S  A n D  P A C k A g i n g 

SIZe 
(aWG) nuMBer oF STranDS InSuLaTIon 

THICKneSS noMInaL o.D. neT WeIGHT

14 19 0.060 0.190 26.8

12 19 0.060 0.207 36.1

10 19 0.060 0.231 50.6

8 19 0.075 0.292 80.3

14 7 0.060 0.190 26.8

12 7 0.060 0.207 36.1

10 7 0.060 0.231 50.6

8 7 0.075 0.292 80.3

STranDeD  
CoPPer 

ConDuCTorS


