
Aurora SERVER SERIES
ECONOMICAL, ENTERPRISE VIDEO SERVERS

BCDt04 Family
Key features

The Aurora Series was created  
specifically for the under 50-camera 
marketplace, but scales even higher. 
Perfect for any budget conscious or 

project under 100 cameras

VERTICAL MARKETS:

Processor Processor(s) 
Passmark® RAM Network 

Ports
Storage 
Capacity

RAID Level 
Supported

Primary 
Drives UPC

BCDT04-VRA-140-6TB-2 Xeon E3-1240V5 10477 16GB (2) 1GbE 6TB RAID 0,1,5,10 (3) 2TB 
Enterprise SATA 857190006325

BCDT04-VRA-140-8TB-2 Xeon E3-1240V5 10477 16GB (2) 1GbE 8TB RAID 0,1,5,10 (4) 2TB 
Enterprise SATA 857190006332

BCDT04-VRA-140-12TB-4 Xeon E3-1240V5 10477 16GB (2) 1GbE 12TB RAID 0,1,5,10 (3) 4TB 
Enterprise SATA 857190006349

BCDT04-VRA-140-16TB-2 Xeon E3-1240V5 10477 16GB (2) 1GbE 16TB RAID 0,1,5,10 (4) 4TB 
Enterprise SATA 857190006356

BCDT04-VRA-140-18TB-6 Xeon E3-1240V5 10477 16GB (2) 1GbE 18TB RAID 0,1,5,10 (3) 6TB 
Enterprise SATA 857190006363

BCDT04-VRA-140-24TB-6 Xeon E3-1240V5 10477 16GB (2) 1GbE 24TB RAID 0,1,5,10 (4) 6TB 
Enterprise SATA 857190006370

BCDT04-VRA-140-24TB-8 Xeon E3-1240V5 10477 16GB (2) 1GbE 24TB RAID 0,1,5,10 (3) 8TB 
Enterprise SATA 857190006387

BCDT04-VRA-140-32TB-8 Xeon E3-1240V5 10477 16GB (2) 1GbE 32TB RAID 0,1,5,10 (4) 8TB 
Enterprise SATA 857190006394

Five-Year Parts 
Warranty

Enterprise SATA 
helium Drives

RAID OPTIONS 
0,1,5,10 Redundant power

The Aurora Series are built to fill a void in the small project market: economically-
driven, enterprise-class storage systems. They bring features never before 
seen in budget projects such as redundant power, multiple RAID sets, and 
server-grade CPU’s with 10000 PassMark® ratings. High-end features, while 
maintaining the price points required for the small project market. The Aurora 

systems alter the landscape on video recorders - in price and performance.

C US

HEIGHT

14.9”

WIDTH 

7.4”

DEPTH 

19.35”

WEIGHT (MAX) 

22 lbs

Graphics 
ConnectionsGraphics

VGAMatrox G200

Graphic Card 
Slot

(1) PCle x 16

AccessoriesForm Factor

Keyboard & Mouse2U Rackmount

Operating 
System

Windows 7 Pro- 
64 Bit

Input Power 

100-240V

BTU/HR 

1569

POWER 
SUPPLIES

(2) 460W

WARRANTY 

Five-Year Parts 


