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Ready™ 2U Internal Sliding Shelf, black  

Dimensions 
Depth  355.60 mm | 14.00 in 
Height  88.90 mm | 3.50 in 
Width  482.60 mm | 19.00 in 
 

General Specifications 
Brand  Uniprise® 
Product Type  Adapter panel shelf 
Rack Units  2 
Shelf Movement  Sliding, internal 
Application  Accepts six PNLtype adapter panels or ReadyPATCH® modules | Accepts Splice Wallet with 

splice trays 
Color  Black 

Regulatory Compliance/Certifications
Agency Classification
RoHS 2011/65/EU Compliant
ISO 9001:2008 Designed, manufactured and/or distributed under this quality management system
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