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26” Public View LED Monitor

PVM26

 

 ♦ True Wide Dynamic Range Camera

 ♦ LED Backlight

 ♦ 3D Comb Filter

 ♦ 3D De-Interlace

 ♦ Up to 1366 x 768 Resolution

 ♦ Digital Noise Reduction

 ♦ HDMI, VGA and S-Video Inputs

 ♦ Looping BNC Inputs

 ♦ Stereo RCA & PC Audio Inputs

 ♦ SD Card Slot

 ♦ Full OSD Control of all Monitor Functions

 ♦ 16:9 Aspect Ratio

 ♦ Vesa Mounting (100 x 100)

 ♦ 24Volt DC Power Supply Included

FEATURESFEATURES

1. Remote Control

1. 24 Volt DC Power Supply

1. Power Supply Cord

1. User Manual

1. VGA Cable

1. DC Power Lead

1. Vesa Mounting Screw Set

INCLUDED ACCESSORIESINCLUDED ACCESSORIES

PVM26

Note:  Specification subject to change without notice

DIMENSIONS:  24.5” x 16.5” x 3.5”  – 26” Diagonal

Imaging Device 1/3" Sony True WDR Sensor
Resolution 690 TVL
Minimum Illumination 0.1 Lux
Lens Size 2.8-12mm Auto Iris
S/N Ratio >50dB (AGC Off)
OSD (On Screen Display) Yes
Wide Dynamic Range / Control Yes 120dB / Medium, Normal, Low, High
BLC (Backlight Compensation) On, Off
AGC (Automatic Gain Control) Normal, Low, High
White Balance Tracking White Balance, Auto White Balance
Day-Night Off, External, Auto, On
Digital Noise Reduction Yes
Sync Mode Internal

SPECIFICATION PVM26 – CAMERASPECIFICATION PVM26 – CAMERA

Video System NTSC / PAL (Auto Sensing)
Resolution 1366 (H) x 768 (V)
3D Comb Filter Yes
3D De-Interlace Yes
Backlight LED
OSD (On-screen Display) Yes
Active Display Area 26" Diagonal
Impedance 75 OHM Self Terminating
Video Inputs BNC(1x), VGA, HDMI, S-Video
Aspect Ratio 16:9
Pixel Pitch 0.100 (H) x 0.300 (V)
Color Depth 16.7 Million Colors
Brightness 400 cd/m2
Contrast Ratio 1000:1 (Typical)
Viewing Angle 176° Horizontal / 176° Vertical
Response Time 5 ms
Auto Adjustment Yes - VGA Mode Only
Certificates FCC, CE, ROHS
Languages English, French, German, Spanish, Italian, Portuguese, Polish, Russian
Video IN/OUT Looping (BNC) 1x (1.0Vp-p / 75ohm)
VGA Input 1x (15 Pin Sub)
HDMI Input 1x
SD Card Input Yes
RCA Audio Input 2x (L/R - Stereo)
PC Stereo Input 1x 3.5mm PC Jack
BNC Camera Output 1x (1.0Vp-p / 75ohm)
IR Remote Control Yes - Included
Speaker Yes 2.5W X 2
3D Digital Noise Reduction Yes
Multi Display Function PIP / POP
LCD Protection Plexiglas
Motion Sensor IR Motion Sensor (ON / OFF - for BNC/Camera/SD Card)
LED Lifetime (Approx) 50,000 Hours
VESA Mounting 100 x 100 MM (BS M6 x 16MM Screw)
Power Input Requirement 24 Volt DC - Included
Power Consumption <100W
Dimensions (H x W x D) 24.5" x 16.5" x 3.5"
Weight 17.4lb
Housing Construction Metal
Operating Temperature 0° ~ 50° Degrees Celsius / 32° ~ 122° Fahrenheit

SPECIFICATION PVM26 – MONITORSPECIFICATION PVM26 – MONITOR

26” LED Monitor
w/ Built-in

True WDR Camera

26” LED Monitor
w/ Built-in

True WDR Camera


