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DRAWN

CHECKED

QA

MFG

APPROVED

EAS

EAS

EAS

EAS

12/31/2014

12/31/2014

12/31/2014

12/31/2014

DWG NO

2173

TITLE

Model 1028-04-ANT5-B

SIZE

C

SCALE

REV

1

TOLERANCE:            .0 = +/- .030

                               .00 = +/- .015

                              .000 = +/- .005      

Oberon, Inc. - 1315 S. Allen St. - State College, PA 16801

ISOMETRIC VIEW

REVISION HISTORY

ZONE REV DESCRIPTION DATE APPROVED

All 1 Released

12/31/2014

EAS

NOTES:

- NEMA 1, 2, 4, 12k and IP65

- RoHS Compliant

- Weight: 11 lbs.

- Material:

12 Ga. White Powder Coated Aluminum Backbox

12 Ga. White Powder Coated Aluminum Door

18 Ga. White Powder Coated Steel Flange

- Includes:

(1) T-bar Bracket

(4) No. 8 Hex Nuts

(4) Screw Caps

(4) 1/2" Trade Size Hole Plugs

(3) 3/4" Trade Size Hole Plugs

(8) Support Wire

20.07

13.88

15.75
20.07

4.52

.88 Hole for Wireless Antenna (4X)

1.38 Hole for DAS Antenna

1.38 Hole (Both Sides)

Support Wire Anchor Point

Ceiling/Wall Mounting Hole

#8-32 Studs for T-Bar Bracket

or Cisco AIR-AP-BRACKET-2

T-Bar Bracket


