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Mid Panel Kit for Motive™ Double-Sided Vertical Cable Manager

• Use for added protection and/or in thermal containment 
environment

• Covers and divides the front and rear of the Motive Double-Sided 
Vertical Cable Manager

• Includes series of grommet-sealed openings in 10”W, 12”W and 
15”W (250 mm, 300 mm, and 380 mm) manager

• Compatible with all other Motive Cable Manager accessories

ORDERING INFORMATION

X= Color; 7 = Black, E= Glacier White

Part 
Number

Height
in (mm)

Shipping 
Weight 
lb (kg)

 32605-X01 72 (1829) for 6"W (150) Managers 8 (3.6)

32605-X02 78 (1981) for 6"W (150) Managers 9 (4.1)

32605-X03 84 (2133) for 6"W (150) Managers 9 (4.1)

32605-X04 90 (2286) for 6"W (150) Managers 10 (4.5)

32605-X05 96 (2438) for 6"W (150) Managers 10 (4.5)

32605-X06 108 (2743) for 6"W (150) Managers 12 (5.2)

32605-X07 72 (1829) for 8"W (200) Managers 10 (4.5)

32605-X08 78 (1981) for 8"W (200) Managers 10 (4.5)

32605-X09 84 (2133) for 8"W (200) Managers 11 (4.8)

32605-X10 90 (2286) for 8"W (200) Managers 12 (5.2)

32605-X11 96 (2438) for 8"W (200) Managers 12 (5.2)

32605-X12 108 (2743) for 8"W (200) Managers 14 (6.1)

32605-X13 72 (1829) for 10"W (250) Managers 11 (4.8)

32605-X14 78 (1981) for 10"W (250) Managers 12 (5.2)

32605-X15 84 (2133) for 10"W (250) Managers 12 (5.2)

32605-X16 90 (2286) for 10"W (250) Managers 13 (5.7)

32605-X17 96 (2438) for 10"W (250) Managers 14 (6.1)

32605-X18 108 (2743) for 10"W (250) Managers 15 (6.6)

32605-X19 72 (1829) for 12"W (300) Managers 12 (5.2)

32605-X20 78 (1981) for 12"W (300) Managers 13 (5.7)

32605-X21 84 (2133) for 12"W (300) Managers 13 (5.7)

32605-X22 90 (2286) for 12"W (300) Managers 15 (6.6)

32605-X23 96 (2438) for 12"W (300) Managers 16 (7)

32605-X24 108 (2743) for 12"W (300) Managers 17 (7.7)

32605-X25 72 (1829) for 15"W (380) Managers 14 (6.1)

32605-X26 78 (1981) for 15"W (380) Managers 15 (6.6)

32605-X27 84 (2133) for 15"W (380) Managers 16 (7)

32605-X28 90 (2286) for 15"W (380) Managers 17 (7.7)

32605-X29 96 (2438) for 15"W (380) Managers 19 (8.4)

32605-X30 108 (2743) for 15"W (380) Managers 21 (9.3)


