
For additional product availability visit www.ortronics.com or contact sales at 860-405-2895 166

NOTE: All pigtail products include a 1 meter breakout section consisting of 900 µm buffered fiber with terminated ends. LC, SC and ST cable assemblies have connectors 
with ceramic ferrules. For other lengths and configurations, consult the Ortronics sales department. 

PATCH CORDS
Fiber Optic Cable Assemblies for Standard Performance Systems

OptiMo Single-mode 
UPC/OFNR

OptiMo Single-mode 
UPC/OFNR

OptiMo Single-mode 
UPC/OFNR

OptiMo Laser Optimized 
(50/125) PC/OFNR

OptiMo Laser Optimized 
(50/125) PC/OFNR

OptiMo Laser Optimized 
(50/125) PC/OFNR

OptiMo® Multimode 
(62.5/125) PC/OFNR

OptiMo Multimode 
(62.5/125) PC/OFNR

OptiMo Multimode 
(62.5/125) PC/OFNR

Single Connector Pigtails

Six Connector Pigtails

Twelve Connector Pigtails

1 CONNECTOR 
PIGTAIL, SC-PC 1 FIBER

1 CONNECTOR  
PIGTAIL, SC-PC 1 FIBER

1 CONNECTOR  
PIGTAIL, SC-UPC 1 FIBER

OR-P1PA9FRFZZZ001M 1 meter OR-P1PF9FRFZZZ001M 1 meter OR-P1PC9FRRZZZ001M 1 meter

OR-P1PA9FRFZZZ002M 2 meters OR-P1PF9FRFZZZ002M 2 meters OR-P1PC9FRRZZZ002M 2 meters

6 CONNECTOR 
PIGTAIL, SC-PC 6 FIBER

6 CONNECTOR  
PIGTAIL, SC-PC 6 FIBER

6 CONNECTOR  
PIGTAIL, SC-UPC 6 FIBER

OR-P1SA4ZRFZZZ001M 1 meter OR-P1SF4ZRFZZZ001M 1 meter OR-P1SC4ZRRZZZ001M 1 meter

OR-P1SA4ZRFZZZ002M 2 meters OR-P1SF4ZRFZZZ002M 2 meters OR-P1SC4ZRRZZZ002M 2 meters

12 CONNECTOR  
PIGTAIL, SC-PC 12 FIBER

12 CONNECTOR  
PIGTAIL, SC-PC 12 FIBER

12 CONNECTOR  
PIGTAIL, SC-UPC 12 FIBER

OR-P1TA4ZRFZZZ001M 1 meter OR-P1TF4ZRFZZZ001M 1 meter OR-P1TC4ZRRZZZ001M 1 meter

OR-P1TA4ZRFZZZ002M 2 meters OR-P1TF4ZRFZZZ002M 2 meters OR-P1TC4ZRRZZZ002M 2 meters

1 CONNECTOR 
PIGTAIL, LC-PC 1 FIBER

1 CONNECTOR  
PIGTAIL, LC-PC 1 FIBER

1 CONNECTOR  
PIGTAIL, LC-UPC 1 FIBER

OR-P1PA9FRGZZZ001M 1 meter OR-P1PF9FRGZZZ001M 1 meter OR-P1PC9FRSZZZ001M 1 meter

OR-P1PA9FRGZZZ002M 2 meters OR-P1PF9FRGZZZ002M 2 meters OR-P1PC9FRSZZZ002M 2 meters

6 CONNECTOR 
PIGTAIL, LC-PC 6 FIBER

6 CONNECTOR  
PIGTAIL, LC-PC 6 FIBER

6 CONNECTOR  
PIGTAIL, LC-UPC 6 FIBER

OR-P1SA4ZRGZZZ001M 1 meter OR-P1SF4ZRGZZZ001M 1 meter OR-P1SC4ZRSZZZ001M 1 meter

OR-P1SA4ZRGZZZ002M 2 meters OR-P1SF4ZRGZZZ002M 2 meters OR-P1SC4ZRSZZZ002M 2 meters

12 CONNECTOR  
PIGTAIL, LC-PC 12 FIBER

12 CONNECTOR  
PIGTAIL, LC-PC 12 FIBER

12 CONNECTOR  
PIGTAIL, LC-UPC 12 FIBER

OR-P1TA4ZRGZZZ001M 1 meter OR-P1TF4ZRGZZZ001M 1 meter OR-P1TC4ZRSZZZ001M 1 meter

OR-P1TA4ZRGZZZ002M 2 meters OR-P1TF4ZRGZZZ002M 2 meters OR-P1TC4ZRSZZZ002M 2 meters

OR-P1PF9FRFZZZ001M

OR-P1SF4ZRFZZZ001M

OR-P1TF4ZRFZZZ001M

OR-P1PF9FRGZZZ001M

OR-P1SF4ZRGZZZ001M

OR-P1TF4ZRGZZZ001M

OR-P1PC9FRRZZZ001M

OR-P1SC4ZRRZZZ001M

OR-P1TC4ZRRZZZ001M

OR-P1PC9FRSZZZ001M

OR-P1SC4ZRSZZZ001M

OR-P1TC4ZRSZZZ001M


