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TITLE

Model 1020-RAB-PMK Customer Print

SIZE

C
SCALE

REV

1TOLERANCE:            .0 = +/- .030
                               .00 = +/- .015
                              .000 = +/- .005      

Oberon, Inc. - 1315 S. Allen St. - State College, PA 16801

REVISION HISTORY
ZONE REV DESCRIPTION DATE APPROVED

All 1 Released 11/23/2016 EAS

10.78

9.066.00

1.50

6.204.13

12.77

5.28
1.76

135°

NOTE:
- Includes:
     UL94-V0 Gray Polycarbonate NEMA 4 Enclosure
     Gray Powdercoated Right Angle Bracket
     Pole Mount Bracket
     T-Bar Bracket
     (4) M4x0.7 x 10mm Screws
     (4) M4x0.7 x 20mm Screws
     (4) #6-32 x 1/4 Screws
     (2) #6-32 x 7/8 Screws
     (4) #10-32 x 3/8 Screws
     (2) Nylon Spacer
     (2) Worm Drive Clamp 5-5/8" to 8-1/2" ID
     (4) Stainless Steel #10 Screws
     Installation Instructions

2.00 Opening for data connection

Slots for Worm Drive Clamps


