Product accessories

Management cards extension cable for 192 VDC external

battery packs 5/6 kVA UPS

« SRT003: APC Smart-UPS SRT 15 ft.
extension cable for 192 VDC external battery
packs 8/10 kVA UPS

+ SRT009: APC Smart-UPS SRT 15 ft.
extension cable for 72 VDC external battery
pack 2.2 kVA UPS

+ SRT010: APC Smart-UPS SRT 15 ft.
extension cable for 96 VDC external battery
pack 3 kVA UPS

+ SRT013: APC Smart-UPS SRT 15 ft.
extension cable for 48 VDC external battery
pack 1/1.5 kVA UPS

*  AP9630: UPS network management card
with PowerChute network shutdown

+  AP9631: UPS network management
card with PowerChute network shutdown
& environmental monitoring

+ AP9335TH: APC™ by Schneider Electric™
temperature & humidity sensor

+ AP9635: UPS Network Management Card
2 w/ Environmental Monitoring, out of Band
Access and Modbus

«  AP9810: APC dry contact I/O accessory

«  AP9624: UPS interface expander

« AP9613: dry contact I/0O SmartSlot card

Rail kits

Battery packs - SRTRK2: APC Smart-UPS SRT 19 inch

rail kit for Smart-UPS SRT 5/6/8/10 kVA
SRTRKS: APC Smart-UPS SRT 2 post
mounting rail kit for Smart-UPS SRT
1/1.5/2.2/3/5/6/8/10 kVA

SRTRK4: APC Smart-UPS SRT 19 inch
rail kit for Smart-UPS SRT 1/1.5/2.2/3 kVA

« SRT192BP: APC Smart-UPS SRT 192 V
5 kVA and 6 kVA battery pack .

+ SRT192RMBP: APC Smart-UPS SRT 192 V
5 kVA and 6 kVA RM battery pack

+ SRT192BP2: APC Smart-UPS SRT 192 V :
8 kVA and 10 kVA battery pack

+ SRT192RMBP2: APC Smart-UPS SRT 192 V
8 kVA and 10 kVA RM battery pack Backplate kit

« SRT72BP: APC Smart-UPS SRT 72 V 2.2 kVA .
battery pack

+ SRT72RMBP: APC Smart-UPS SRT 72 V .
2.2 kVA RM battery pack

+ SRT96BP: APC Smart-UPS SRT 96 V 3 kVA .
battery pack

+ SRT96RMBP: APC Smart-UPS SRT 96 V .
3 kVA RM battery pack

+ SRT48BP: APC Smart-UPS SRT 48 V 1/1.5 .
kVA battery pack

+ SRT48RMBP: APC Smart-UPS SRT 48 V .
1/1.5 kVA RM battery pack

+ SRT002: APC Smart-UPS SRT 15 ft.

SRT001: APC Smart-UPS SRT 5 kVA
output HW kit

SRT004: APC Smart-UPS SRT 5 kVA PDU,
208V (4) L6-20

SRT005: APC Smart-UPS SRT 6 kVA PDU,
208 V (4) L6-20, (1) L6-30

SRT008: APC Smart-UPS SRT 8/10 kVA
PDU, 208 V (6) L6-30

SRT011: APC Smart-UPS SRT 3 kVA PDU,
208V (3) L6-30

SRT012: APC Smart-UPS SRT 2.2/3 kVA
input/output HW kit

Runtime estimates at half and full load (minutes)

UPS SRT1000XLA SRT1500XLA SRT3000XLA
Half/Full (RM) (RVENC) (RM) (RM-NC) SRTzz(ggéLv’\?/{F;“gg) (V'?/’)""NC) (RM) (RM-NC)
Loads (450 W/900 W) (675 WH350 W) ; (1,350 W/2,700 W)
Internal 27.4/10 16/4.4 10.33.3 10.4/3.1

(1) Battery pack 88/41 61/21 50.5/19.9 45.6/17.1

(2) Battery packs 156/73 91/42 90.5/37.2 80.8/31.1
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Service bypass panels

+ SBP5KRMT2U: APC service bypass
panel — 200/208/240 V; 30 A; BBM; L6-30P
input; (2) L6-30R (2) L6-20R output

+ SBP6KRMT2U: APC service bypass panel
— 200/208/240 V; 50 A; MBB; L6-30P/HW
input; (1) L6-30R (2) L6-20R output

+ SBP10KRMT4U: APC service bypass panel
— 200/208/240 V; 100 A; MBB; hardwire
input; (3) L6-30R (3) L6-20R output

Step-down transformers

+ SRT5KTF: APC Smart-UPS SRT 5 kVA
tower isolation/step-down transformer

+ SRT5KRMTF: APC Smart-UPS 5 kVA 2U RM
step-down transformer

+ SRT10KRMTF: APC Smart-UPS SRT 10 kVA
4U RM step-down transformer

Other
+ SURT013: SURT equipment cart

Replacement battery cartridge

+ APCRBC140: RBC for SRT 5 kVA
—10 kVA UPS

+ APCRBC142: RBC for SRT 2.2 kVA UPS
+ APCRBC152: RBC for SRT 3 kVA UPS
APCRBC155: RBC for SRT 1/1.5 kVA UPS

SRT3000XLT (RM)
SRT3000XLW-IEC (RM)

SRT3000RMXLT-NC
(1,350 W/2,700 W)

11.4/3.8
46.4/20.5
83.3/38.1

UPS SRTE kRN SR(E&))(LT SRTEKXLT (RM) SRTSKXLT (RM) SRT10KXLT (RM)
Half/Full A RS L SRTBKXLT-IEC (RM) SRTBKXLT-IEC (RM) SRTAOKXLT-IEC (RM)
Loads : * BT TaC (R 3,000 W/6,000 W 4,000 W/8,000 W 5,000 W/10,000 W
Internal 11.8/4 12.6/4.4 8.3/2.3 14.4/5.2 11.413.7
1) Battery pack 46.2/20.5 49/21.8 34.7/14.9 34.2/14.6 27.9/115
y
(2) Battery packs 83/38 87.8/40.4 62.9/28.3 55/24.4 45.1119.7
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