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Velocity Cable Management

Notes: Color is Black. Velocity Single-Sided Vertical Cable Managers are 9.5 inches deep (241 mm) without 
doors. The overall depth listed in the order table varies due to the bevel on the door which differs slightly with 
width. Usable depth is 7.5 inches (191 mm). Usable width is 1.3 inches (33 mm) less than overall width.

Single-Sided Horizontal Cable Managers

Part
Number

Description
H x W x D

in (mm)

Shipping 
Weight
lb (kg)

13930-701 1U x 19 x 5.9 (150) 2 (0.9)

13930-702 2U x 19 x 5.9 (150) 3 (1.4)

13930-703 3U x 19 x 5.9 (150) 3 (1.4)

Part
Number

Single-Sided Vertical Cable Managers
H x W x D

in (mm) 

Shipping 
Weight
lb (kg)

For 6'H (1.8 m), 38U Racks

13901-701 70 x 3.6 x 9.7 (1778 x 91 x 246) 17 (7.7)

13902-701 70 x 6 x 9.8 (1778 x 152 x 249) 19 (8.2)

13904-701 70 x 10 x 10.3 (1778 x 254 x 262) 30 (13.6)

13905-701 70 x 12 x 10.4 (1778 x 305 x 264) 32 (14.5)

For 7'H (2.1 m), 45U Racks

13901-703 80.5 x 3.6 x 9.7 (2045 x 91 x 246) 18 (8.2)

13902-703 80.5 x 6 x 9.8 (2045 x 152 x 249) 20 (9.1)

13904-703 80.5 x 10 x 10.3 (2045 x 254 x 262) 32 (14.5)

13905-703 80.5 x 12 x 10.4 (2045 x 305 x 264) 34 (15.4)

For 8'H (2.4 m), 51U Racks

13901-715 91 x 3.6 x 9.7 (2311 x 91 x 246) 18 (8.2)

13902-715 91 x 6 x 9.8 (2311 x 152 x 249) 20 (9.1)

13904-715 91 x 10 x 10.3 (2311 x 254 x 262) 32 (14.5)

13905-715 91 x 12 x 10.4 (2311 x 305 x 264) 34 (15.4)

ORDERING INFORMATION

Part
Number

Double-Sided Vertical Cable Managers
H x W x D

in (mm) 

Shipping 
Weight
lb (kg)

For 6'H (1.8 m), 38U Racks

13911-701 70 x 3.6 x 16.4 (1778 x 91 x 417) 23 (10.4)

13912-701 70 x 6 x 16.6 (1778 x 152 x 422) 26 (11.8)

13914-701 70 x 10 x 17.5 (1778 x 254 x 445) 37 (16.8)

13915-701 70 x 12 x 17.8 (1778 x 305 x 446) 40 (18.1)

For 7'H (2.1 m), 45U Racks

13911-703 80.5 x 3.6 x 16.4 (2045 x 91 x 417) 25 (11.8)

13912-703 80.5 x 6 x 16.6 (2045 x 152 x 422) 28 (12.7)

13914-703 80.5 x 10 x 17.5 (2045 x 254 x 445) 40 (18.1)

13915-703 80.5 x 12 x 17.8 (2045 x 305 x 446) 43 (19.5)

For 8'H (2.4 m), 51U Racks

13911-715 91 x 3.6 x 16.4 (2311 x 91 x 417) 27 (12.2)

13912-715 91 x 6 x 16.6 (2311 x 152 x 422) 30 (13.6)

13914-715 91 x 10 x 17.5 (2311 x 254 x 445) 44 (20.0)

13915-715 91 x 12 x 17.8 (2311 x 305 x 446) 47 (21.3)
Notes: Color is Black. Velocity Double-Sided Vertical Cable Managers are 16 inches deep (406 mm) without 
doors. The overall depth listed in the order table varies due to the bevel on the door which differs slightly 
with width. Usable depth in the front of the manager is 7.5 inches (191 mm). Usable depth at the rear of the 
manager is 5.5 inches (140 mm). Usable width is 1.3 inches (33 mm) less than overall width.

Notes: Color is Black. 1U = 1.75 inches (44.45 mm); the overall height of the manager is .03 inches    (0.16 
mm) less than the full rack-mount unit height. Usable depth is 3.7 inches (94 mm). The usable height of the 
manager varies but is 1.2 inches (31 mm) less than the overall height of  the manager at the narrowest point. Single-Sided (13905-703) Double-Sided (13915-703)


