
FEATURES & BENEFITS

SPECIFICATIONS

8PORT GIGABIT SWITCH WITH POE

DA1458 | OnQ

Each of the four 802.3af PoE Gigabit ports delivers up to 15.4 watts of power, along with gigabitspeed data, to
compliant powered devices up to 100 meters away, perfect for a centrally controlled IP camera system, or even four
wireless access points in a large roaming wireless network. It features auto detection for powered devices and is
powered by intelligent green technology to ensure the utmost in energy efficiency.

Highspeed Gigabit connectivity
PoE power up to 15.4 watts for each of the four PoE ports (802.3af)
Ideal for use with IP cameras and wireless access points
Auto detect powered device
Plug and play operation
Includes mounting bracket
Remote power feeding up to 100 meters
48volt power supply (PW1458) sold separately
Note: Will power DA1101 units shipped September 2012 and later. (Date Code 3512 and later)

GENERAL INFO

Cable Type: Category 5/6
Color: Platinum Grey
Footprint: Twobay module
Typical Applications: Residential
Connection Type: RJ45
Type: POE Switch

LISTING AGENCIES/THIRD PARTY CERTIFICATIONS

RoHS: Yes
FCC Standard: Yes

CONSTRUCTION INFORMATION

Installation Location: Enclosure

DIMENSIONS

Depth (Metric): 122 mm
Depth (US): 0.61"
Height (Metric): 22 mm
Height (US): 4.25"
Width (Metric): 128mm
Width (US): 4.88 in
Product Weight (US): 0.55 lb

TECHNICAL INFORMATION

AC Voltage Input: 100V  240V AC
Amps: 1.5A
Bracket Required: Mounting Plate Included
Compatible Power Supplies: PW1458, 48VDC 60W power supply sold separately
Connection Method: RJ45
External Power Input: Power Adapter PW1248 not included
Humidity: 595%, relative humidity, noncondensing
Jack Connectors: RJ45
LAN Ports: 8
Material: ABS
Mounting: Enclosure
Operating Temperature (Celsius): 0~40º C
Power Requirements: 48V DC, 60W
Product Fits Into: OnQ Enclosure
Storage Temperature: 40°F to 158°F
Supported Standards: IEEE 802.3; IEEE 802.3u; IEEE 802.3ab; IEEE 802.3x; IEEE 802.3af
Volts (DC): 48V DC
Watts: POE Injector Ports each supply 15.4W
Number Of Outlets: 8
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