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SINGLE-PLY 100% FR COTTON 
SATEEN SLEEVE WITH BLUE/GOLD 
ELASTIC ENDS
•  100% FR Cotton Sateen
•  Flame resistant and washable
•  Offers protection in low heat and light spark applications
•  Blousy fit to protect from an open flame or high heat applications
•  Elastic ends provides a snug fit and helps eliminate debris from 

entering the sleeve
•  Meets the industry standards as outlined in ASTM F1506, NFPA70E 

PPE2, NFPA701, and OSHA 29 CFR 1910.269

APPLICATIONS
• Welding
• Automotive
• Aerospace
• Metal fabrication

CARE INSTRUCTIONS
Machine wash hot with detergent. No chlorine bleach. Tumble dry 
warm. Dry cleanable. 25 industrial and 50 home laundering cycles.

TECHNICAL DATA
MATERIAL 100% FR Cotton Sateen

CONSTRUCTION 1-ply cut & sewn

COLOR  Green

FABRIC WEIGHT 9 oz.

SIZES 15", 18", 23", 26"
PACKAGING 24 pair per case

CASE DIMENSIONS 18" x 12" x 8" / 45.7cm x 30.5cm x 20.3cm

CASE WEIGHT 10 lbs / 4.5 kg

COO USA

BARCODES
ITEM EACH DOZEN CASE

 11-45153 616314128875 01616314128874 02616314128873

 11-45183 616314128882 01616314128881 02616314128880

 11-45233 616314184017 01616314184016 02616314184015

 11-45263 616314184024 01616314184023 02616314184022
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DIMENSIONS (in/cm)

15” 18” 23” 26”

A 15 / 38.1 18 / 45.7 23 / 58.4 26 / 66

B 7 / 18 7 / 18 7 / 18 7 / 18
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