
JP Series Components (continued)
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Surface mount boxes 
available for flush mount 
stations! See p. 106

Features
•  Digital PTZ camera 

provides clear video
•  LED illumination 

automatically 
turns on in low 
light conditions

•  Mounts directly 
to wall or 1-gang 
box (JP-DA)

•  LED backlit call 
button (JP-DA)

•  LED backlit 
nameplate 
(JP-DV, JP-DVF, 
JP-DVF-HID, 
JP-DVF-RP10)

JP‑DVF‑HID*
Card Access 
Video Door Station
•  HID® ProxPoint® Plus 

Proximity Card Reader
•  PTZ camera
•  Stainless steel panel
•  Weather and 

vandal resistant
•  Flush mount 

(back box included)

* HID® stations require a 3rd party host. Power for card 
reader and door strike require additional wire.

JP‑DVF‑RP10*
Card Access 
Video Door Station
•  HID® multiCLASS SE® 

Proximity Card Reader
•  PTZ camera
•  Stainless steel panel
•  Weather and 

vandal resistant
•  Flush mount 

(back box included)

Specifications
Power Source Supplied by 

Master Station

Communication Hands-free

Camera Type: 1/4" CMOS

View Area: 
100° vert. x 170° horiz.

Temp. Rating -14°~ 140°F (-10°~ 60°C)

Material JP-DA: fire resistant 
PC + ABS plastic

JP-DV: zinc die cast

JP-DVF, JP-DVF-HID, 
JP-DVF-RP10: 
stainless steel

Mounting  JP-DA: surface 
mount directly to 
wall or 1-gang box

JP-DV: surface mount 
directly to wall

JP-DVF: flush mount 
with included back 
box or surface mount 
with SBX-DVF

JP-DVF-HID, 
JP-DVF-RP10: 
flush mount with included 
back box or surface mount 
with SBX-ISDVFRA

Wire Type Door Station to Master 
Station: 2-cond., low 
cap, non-shielded – 
use Aiphone #871802

Distance Door Station to 
Master Station: 330’

JP‑DA
Video Door Station
(included with 
JPS-4AED box set)
•  PTZ camera
•  Plastic chassis
•  Weather resistant
•  Surface mount

JP‑DV
Video Door Station
(included with 
JPS-4AEDV box set)
•  PTZ camera
•  Zinc die cast cover
•  Weather and 

vandal resistant
•  Surface mount

JP‑DVF
Video Door Station
(included with 
JPS-4AEDF box set)
•  PTZ camera
•  Stainless steel panel
•  Weather and 

vandal resistant
•  Flush mount 

(back box included)



Mounting Accessories
Surface Mount Boxes
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Features (SBX-ACE)
•  Vandal resistant
•  Hood provides 

weather resistance
•  Includes blank stainless 

steel cover for wide range 
of mounting options

•  Openings at bottom allow 
for moisture drainage

Features (SBX-DVF,
SBX-AXDVF, SBX-DVF-P,
SBX-ISDVF, SBX-ISDVFP,
SBX-ISDVFRA)
•  Hood provides weather 

resistance
•  Includes space inside for wiring
•  Mounts directly to wall
•  Openings at bottom allow 

for moisture drainage

Features (SBX-1G)
•  Weather resistant
•  Includes space inside for wiring
•  Mounts directly to wall surface

Features (SBX-2G)
•  Weather resistant
•  Includes space inside for wiring
•  Mounts to 1-gang box or ring
•  Can mount directly to wall surface
•  Includes hardware for mounting intercom

Features (SBX-NVP)
•  Weather resistant
•  Includes space inside for wiring
•  Mounts to 1-gang box or ring
•  Can mount directly to wall surface
•  Powder-coated white 

baked epoxy finish

SBX‑DVF
Surface Mount 
Box for JF-DVF, 
JK-DVF, JO-DVF, 
or JP-DVF

SBX‑DVF‑P
Surface Mount 
Box for AX-DVF-P, 
JF-DVF-HID, 
JK-DVF-AC, or 
JK-DVF-HID

SBX‑AXDVF
Surface Mount 
Box for AX-DVF

SBX‑ACE
Surface Mount Box for AX-DM, GT-D, 
IF-DA, IX-BA, IX-DA, JF-D, JF-DA, JK-DA, 
JO-DA, JP-DA, KB-DAR, or KB-DAR-M 
and one Access Control Device

SBX‑ISDVF
Surface Mount 
Box for IS-DVF, 
IS-IPDVF, IS-SS, 
IX-DF, IX-DF-HID, 
IX-DF-RP10, 
or IX-SS

SBX‑ISDVFP
Surface Mount Box 
for IS-DVF-HID, 
IS-DVF-RP10, 
IS-IPDVF-HID, or 
IS-IPDVF-RP10

SBX‑ISDVFRA
Surface Mount Box 
for IS-DVF-2RA, 
IS-DVF-2RA-FR 
IS-SS-2RA, 
IS-SS-2RA-R, 
IS-SS-RA, 
IS-SS-RA-R, 
IX-DF-2RA, 
IX-DF-2RA-FR 
IX-SS-2RA, 
IX-SS-RA, 
IX-SS-RA-FR 
JP-DVF-HID, or 
JP-DVF-RP10

SBX‑1G
Surface 
Mount Box 
for LE-SS-1G

SBX‑2G
Surface Mount 
Box for IS-SS-2G, 
IS-SSR-2G, IE-JA, 
IE-SS/A, IE-SSR, 
LE-DA, LE-SS/A, 
LE-SSR, or NI-JA

SBX‑NVP
Surface Mount 
Box for LS-NVP/C

Specifications
Material SBX-ACE, SBX-DVF-P, 

SBX-ISDVF, SBX-ISDVFP, 
SBX-ISDVFRA, SBX-1G, 
SBX-2G: 18GA stainless steel

SBX-DVF, SBX-AXDVF: 
16GA stainless steel (outer layer), 
18GA stainless steel (inner layer)

SBX-NVP:1/8" rolled steel

Mounting SBX-ACE, SBX-DVF, SBX-AXDVF, 
SBX-DVF-P, SBX-ISDVF 
SBX-ISDVFP, SBX-ISDVFRA: 
surface mount directly to 
wall, 1-gang box, or 2-gang 
box with included hardware 
(8 x 32 with T-15 Torx head)

SBX-1G, SBX-2G, SBX-NVP: 
surface mount directly to wall or 
1-gang box with included hardware 
(8 x 32 with T-15 Torx head)


