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All dimensions (mm) are nominal

 covers and clips – CVN - CP - F01 - F02 - F03

 Pack  Cat. Nos. CVN – covers

     30 Ú 105 mm  50 Ú 600 mm  1 m
    Supplied in packs of  3 x 1 m lengths

      Width (mm)

 1 CM629050 CM629053  CVN50 50

 1 CM629100 CM629103 CVN100 100 

 1 CM629150 CM629153  CVN150 150

 1 CM629200 CM629203  CVN200 200

 1 CM629300 CM629303 CVN300 300

 1 CM629400 CM629403 CVN400 400

 1 CM629450 CM629453 CVN450 450

 1 CM629500 CM629503  CVN500 500

 1 CM629600 CM629603  CVN600 600

   CVN stainless steel – covers

     30 Ú 105 mm  50 Ú 200 mm  1 m
    Supplied in packs of  3 x 1 m lengths
      Width (mm)

 1 CM629058 CM629054  CVN50 50

 1 CM629108 CM629104 CVN100 100 

 1 – CM629154  CVN150 150

 1 – CM629204  CVN200 200

GS GC

 Pack Cat. Nos. CP stainless steel – covers

     30 Ú 105 mm  50 Ú 600 mm  2 m
    Supplied in packs of  1 x 2 m lengths

      Width (mm)

 1 – CM646014  CP50 50

 1 - CM646024 CP100 100

 1 - CM646034  CP150 150

 1 - CM646044  CP200 200

 1 - CM646054 CP300 300

 1 - CM646064 CP400 400

 1 - CM646094 CP450 450

 1 - CM646074  CP500 500

 1 - CM646084  CP600 600

304L 316L

Dimensions and technical information p. 47

NOTE : please use Cat. No. when placing your order

    CP – covers

     30 Ú 105 mm  50 Ú 600 mm  2 m
    Supplied in packs of  1 x 2 m lengths

      Width (mm)

 1 CM646010 CM646013  CP50 50

 1 CM646020 CM646023 CP100 100 

 1 CM646030 CM646033  CP150 150

 1 CM646040 CM646043  CP200 200

 1 CM646050 CM646053 CP300 300

 1 CM646060 CM646063 CP400 400 

 1 CM646090 CM646093 CP450 450

 1 CM646070 CM646073  CP500 500

 1 CM646080 CM646083  CP600 600

GS GC
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CVN/CP

    F02 – cover clip

    For 54 mm tray (CF54) 
and 105 mm tray (CF105)

 25 CM646200 CM646204 

    F03 – cover clip

   For 80 mm tray (CF80)

 25 CM646210 – 

316L

316L

GS

GS

    F01 – cover clip

   For 30 mm tray (CF30)

 25 CM646220 CM646224 

316LGS

NOTE : please use Cat. No. when placing your order

Pre-galvanised

Hot dip galvanised after 
manufacture

Stainless steel 304L

Stainless steel 316LGC

304L

316L

For detailed information related 
to finishes, refer to p. 116-117

Key : GS

F01 F02

316L304L
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