
Ordering information

Type Config.
Wire 
Pole

Hub 
Size

20 AMP
125 VAC

20 AMP 
250 VAC

15 AMP 
125 VAC

Single Gang 
Assembly *

Dead-end 2W, 3P

½ CFS150-2023-M15 CFS150-20232-M15 CFS150-1523-M15

¾ CFS175-2023-M15 CFS175-20232-M15 CFS175-1523-M15

1 CFS110-2023-M15 CFS110-20232-M15 CFS110-1523-M15

Thru-feed 2W, 3P

½ CFSC150-2023-M15 CFSC150-20232-M15 CFSC150-1523-M15

¾ CFSC175-2023-M15 CFSC175-20232-M15 CFSC175-1523-M15

1 CFSC110-2023-M15 CFSC110-20232-M15 CFSC110-1523-M15

Double Gang 
Assembly **

Dead-end 2W, 3P

½ CFS250-2023-M15 CFS250-20232-M15 CFS250-1523-M15

¾ CFS275-2023-M15 CFS275-20232-M15 CFS275-1523-M15

1 CFS210-2023-M15 CFS210-20232-M15 CFS210-1523-M15

Thru-feed 2W, 3P

½ CFSC250-2023-M15 CFSC250-20232-M15 CFSC250-1523-M15

¾ CFSC275-2023-M15 CFSC275-20232-M15 CFSC275-1523-M15

1 CFSC210-2023-M15 CFSC210-20232-M15 CFSC210-1523-M15

Receptacle & Mounting Box

Type Config.
Hub 
Size

Back
Box

Double 
Gang

Dead-end

½ CFD250

¾ CFD275

1 CFD210

Thru-feed

½ CFDC250

¾ CFDC275

1 CFDC210

Type Config.
Hub 
Size

Back
Box

Single 
Gang *

Dead-end

½ CFD150

¾ CFD175

1 CFD110

Thru-feed

½ CFDC150

¾ CFDC175

1 CFDC110

Back Box

Replacement Parts
Type Cover

Spring Cover 
Replacement

PGSCA

Type Cover

Threaded Cover 
Replacement

PGTCA

Type Config.

Back Box 
Hex Bolt
Replacement

PG SCREW PACK

PG SCREW PACK 
SLOT

6 EATON'S CROUSE-HINDS PowerGard® universal receptacles & back boxes

Type
Wire 
Pole

20 AMP
125 VAC

20 AMP 
250 VAC

15 AMP 
125 VAC

ENP 
Standard 
Plug

2W, 3P

ENP5201 ENP6202 ENP5151

Type
Wire 
Pole

20 AMP
125 VAC **

20 AMP 
250 VAC **

15 AMP 
125 VAC **

Replacement
Receptacle *

2W, 3P

*CFSR-2023-M15 CFSR-20232-M15 *CFSR-1523-M15

ENP Ark•Gard® Plug

Replacement Receptacle

* In order to be certified for Class I, Division 1, Group B applications, receptacles must be used on a single gang back box (part # CFD1XX or CFDC1XX)

** Both 15A/125 VAC and 20A/125 VAC PowerGard receptacles can accept either a 15A/125 VAC or 20A/125 VAC ENP plug.

* Single gang assembly listed for Class I, Division 1, Groups B, C, D for -25°C ambient and Class I, Division 1, Groups C, D  for -50°C ambient.

** Double gang assembly Listed for Class I, Division 1, Groups C and D,  Class I,  Division 2, Groups B, C,and D.  Manufacturer self certification of Class I, Division 1, Group B available.   


