
Clipper®
  Regular (54) Series Carded Hooks

NOTE: For Regular (54) Series Carded 
Hooks, wire diameter = 1.4 mm (.054”).

For extra pin material see pages 21-23.
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FASTENERS 
      430 STAINlESS - 300 mm (12”) lENGTHS 

2 
- 7

HOOK 
SIZE

ORDERING 
NuMBER (BOX)

ITEM 
CODE

WT. PER 
BOX KGS.

HOOKS 
PER CARD

CARDS 
PER BOX

lACING (mm) 
 PER BOX

WITHOuT PINS
2SP 2SPS 02170 0.5 84 12 3600
2 2S 02157 0.5 84 12 3600
3-1 3-1S 02195 0.6 84 12 3600
3 3S 02185 0.6 84 12 3600
4 4S 02219 0.6 84 12 3600
4-2 4-2S 02234 0.6 84 12 3600
4-1/2 4-1/2S 02303 0.7 84 12 3600
5-3 5-3S 02341 0.8 84 12 3600
5 5S 02326 0.8 84 12 3600
6 6S 02351 1.0 84 12 3600
7 7S 02367 1.0 84 12 3600

WITH PINS
2SP 2SPSNYS 02171 0.5 84 12 3600
2 2SNYS 02158 0.5 84 12 3600
3 3SNYS 02186 0.6 84 12 3600
4 4SNYS 02220 0.6 84 12 3600
4-2 4-2SNYS 02294 0.6 84 12 3600
4-1/2 4-1/2-SW 02304 0.7 84 12 3600
5 5SW 02327 0.8 84 12 3600
6 6SW 02352 1.0 84 12 3600
7 7SW 02368 1.0 84 12 3600

  316l STAINlESS - WITHOuT PINS - 300 mm (12”) lENGTHS

2 
- 7

HOOK 
SIZE

ORDERING 
NuMBER (BOX)

ITEM 
CODE

WT. PER 
BOX KGS.

HOOKS 
PER CARD

CARDS 
PER BOX

lACING (mm) 
 PER BOX

2SP 2SPSS 02172 0.5 84 12 3600
2 2SS 02159 0.5 84 12 3600
3-1 3-1SS 02397 0.6 84 12 3600
3 3SS 02187 0.6 84 12 3600
4-1/2 4-1/2SS 02305 0.7 84 12 3600
5 5SS 02328 0.8 84 12 3600
6 6SS 02353 1.0 84 12 3600
7 7SS 02370 1.0 84 12 3600

  BRONZE - WITHOuT PINS - 300 mm (12”) lENGTHS

2 
- 4

HOOK 
SIZE

ORDERING 
NuMBER (BOX)

ITEM 
CODE

WT. PER 
BOX KGS.

HOOKS 
PER CARD

CARDS 
PER BOX

lACING (mm) 
 PER BOX

2SP 2SPB 02175 0.5 84 12 3600
2 2B 02164 0.5 84 12 3600
3 3B 02193 0.6 84 12 3600
4 4B 02227 0.6 84 12 3600

  MONEl® - WITHOuT PINS - 300 mm (12”) lENGTHS

2 -
 4-

1/
2 HOOK 

SIZE
ORDERING 

NuMBER (BOX)
ITEM 
CODE

WT. PER 
BOX KGS.

HOOKS 
PER CARD

CARDS 
PER BOX

lACING (mm) 
 PER BOX

2SP 2SPM 02174 0.5 84 12 3600
2 2M 02163 0.5 84 12 3600
3 3M 02191 0.6 84 12 3600
4 4M 02225 0.6 84 12 3600
4-1/2 4-1/2M 02310 0.7 84 12 3600



Clipper®
  Connecting Pins

CONNECTING PIN SPECIFICATIONS
Pin  
Diameter

1.7 mm  
.065” (1/16”)  
(previously #25)

2.4 mm
.093” (3/32”)
(previously #13)

2.8 mm
.109” (7/64”)
(previously #12)

3.2 mm
.125” (1/8”) 
(previously #11)

4.0 mm
.156” (5/32”) 
(previously #9)

Clipper® 
Hook Size

25’s, 36’s, 1’s, 
UCM36’s,	UX-1’s

2, 3, U2SP, U2  
U3-1, U3-2, U3

4 & U4 4 ½, 5, U5 6, 7, U6 & U7

Connecting Pin 
Types Abbreviation Pin Wear Factor Hook Wear Factor Rigidity Magnetic Flexibility Composition

Nylosteel NY Good Good Good Yes Good Nylon & music wire

Nylostainless NYS Good Good Good Slightly Good Nylon & 300SS  
spring wire

Nylon Covered Cable NCS Good Good Average Slightly Good Nylon & 300SS cable

Music Wire MW Good Poor Excellent Yes Poor High-carbon spring-
tempered steel

Cold-Rolled Steel Smooth	-	SM	 
Notched - N Average Fair Excellent Yes Fair to Poor Mild	cold-rolled	steel

Stainless Steel Smooth	-	SMS	 
Notched - NS Average Fair Excellent Slightly Fair to Poor 302 or 300  

stainless steel

Duralink™ DL Excellent Excellent Average Slightly Good Wear-resistant nylon 
& 300SS cable

Bare Stainless Cable SMSC Average Fair Average Slightly Good 300SS cable

DuraStainless™ DSS Excellent Excellent Good Slightly Good Wear resistant nylon  
& 300SS spring wire

Nylon Plus NP Good Excellent Fair No Excellent Nylon
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PINPAK™ 100
30M (100 ft.) of connecting pin with dispenser

PIN 
DIAMETER

ORDERING 
NuMBER

ITEM 
CODE

WT.  
KGS.

PIN 
DIAMETER

ORDERING 
NuMBER

ITEM 
CODE

WT.  
KGS.

PIN 
DIAMETER

ORDERING 
NuMBER

ITEM 
CODE

WT.  
KGS.

NYlOSTEEl NYlOSTAINlESS NYlON COVERED CABlE
1.3 NY053-C 18700 0.7 1.3 NYS053-C 18701 0.7 1.3
1.7 NY065-C 02598 0.7 1.7 NYS065-C 02649 0.7 1.7 NCS065-C 02751 0.8
2.0 NY079-C 18720 0.8 2.0 NYS079-C 18721 0.8 2.0
2.4 NY093-C 02628 0.9 2.4 NYS093-C 02670 0.9 2.4 NCS093-C 02767 0.8
2.8 NY109-C 02622 1.0 2.8 NYS109-C 02664 1.0 2.8
3.2 NY125-C 02614 1.0 3.2 NYS125-C 02658 1.0 3.2 NCS125-C 02762 1.4
4.0 NY156-C 02607 1.1 4.0 NYS156-C 02652 1.1 4.0 NCS156-C 02756 1.5

NYlON PluS DuRAlINK™ DuRASTAINlESS™

1.3 NP053-C 02863 0.7
1.7 NP065-C 02854 0.7 1.7 DL065-C 02726 0.8 1.7 DSS065-C 02826 0.8
2.0 NP079-C 02872 0.8 2.0 DL079-C 04316 1.0
2.4 NP093-C 02867 0.9 2.4 DL093-C 02743 1.0 2.4 DSS093-C 02830 1.0
2.8 NP109-C 02861 1.0 2.8 DL109-C 02737 1.0 2.8 DSS109-C 02834 1.0
3.2 NP125-C 02864 1.0 3.2 DL125-C 02732 1.0
4.0 NP156-C 02873 1.1




