
Stock Items (non-shaded) carried in factory inventory.

Made To Order Items (shaded) allow one week for production.
In	most	cases,	the	next	standard	stock	item	can	be	adapted	to	
meet your requirements.

Non-listed Items are available.
Request quote for price and delivery.

Alligator®
  Ready Set™ Staple Fasteners

40 www.flexco.com • Customer Service: 1300-098-435 
P R O D U C T  H A N D B O O K 

COMPlETE TOOl KITS
Each	kit	includes	an	Installation	Tool,	Staple	Setting	Plate,	Belt	Skiver,	 
Belt Nippers, and a 0.5 kg. (1 lb.) Hammer. Packaged in a durable plastic tool box.

DESCRIPTION ORDERING 
NuMBER

ITEM  
CODE

WT.  
KGS.

150	mm	(6”)	Installation	Kit RSTK4-6 54634 9.3
300	mm	(12”)	Installation	Kit RSTK4-12 54635 12.6
Extra Tool Box 50009 50009 2.4

INTRODuCTORY KIT
Each kit includes: 1 RSC187-4 Application Tool, four Joints, 
RS125-18 Staple Fasteners, and six feet Nylon-covered Hinge 
Pin (NC) material.

ORDERING  
NuMBER

ITEM  
CODE

WT.  
KGS.

RSAS-1 54633 3.4

HINGE PINS (EXTRA)
COIlS                                                                                                               PACKAGES OF 10 PINS

Fo
r 6

2

COIl 
lENGTH

ORDERING 
NuMBER

ITEM  
CODE

WT.  
KGS.

ORDERING 
NuMBER

ITEM  
CODE

WT.  
KGS.

BElT 
WIDTH

ORDERING 
NuMBER

ITEM  
CODE

WT.  
KGS.

ORDERING 
NuMBER

ITEM  
CODE

WT.  
KGS. 

M  Foot    NC62   
NYlON COVERED STEEl CABlE

NCS62   
NYlON COVERED 

STAINlESS  CABlE

 
mm

 
in.

SP62 
STEEl SPRING WIRE PINS

SS62 
300 SERIES STAINlESS  

SPRING WIRE PINS
3 10’ NC62-X 54002 0.05                      NCS62-X 54005 0.05                     300 12”  SP62-12/300 54111 0.1               SS62-12/300 54148 0.1        
30 100’ NC62-C 54003 0.5 NCS62-C 54006 0.5 400 16” SP62-16/400 54112 0.1      SS62-16/400 54149 0.1  

NC AND NCS PIN MATERIAl IS OFFERED IN  3 METER (10 FOOT) COIlS (“X”) OR  
30 METER (100 FOOT) REElS (“C”).

450 18” SP62-18/450 54113 0.1    SS62-18/450 54150 0.1  
500 20” SP62-20 54114 0.1  SS62-20 54151 0.1  
600 24” SP62-24/600 54115 0.2              SS62-24/600 54152 0.2         
750 30” SP62-30/750 54116 0.2 SS62-30/750 54153 0.2  
900 36” SP62-36/900 54117 0.3 SS62-36/900 54154 0.3
1050 42”   SP62-42 54118 0.3           SS62-42                   54155 0.3         
1200 48” SP62-48 54119 0.4  SS62-48  54156 0.4
1350 54” SP62-54 54120 0.5 SS62-54 54157 0.5
1500 60” SP62-60 54121 0.5 SS62-60 54158 0.5

Fo
r 1

25

NC1 
NYlON COVERED STEEl CABlE

NCS1   
NYlON COVERED  

STAINlESS CABlE

SS1   
300 SERIES STAINlESS  

SPRING WIRE PINS

3 10’ NC1-X     50661 0.1                      NCS1-X  50665 0.1                      400 16” SP1-16/400 50173 0.3            SS1-16/400 50413 0.3         
30 100’ NC1-C 50662 0.8 NCS1-C 50666 0.8 450 18” SP1-18/450 50174 0.3 SS1-18/450 50414 0.3  

500 20” SP1-20 50175 0.4 SS1-20 50415 0.4
600 24” SP1-24/600 50176 0.5 SS1-24/600 50416 0.5
750 30” SP1-30/750 50178 0.5 SS1-30/750 50418 0.5
900 36” SP1-36/900 50179 0.6 SS1-36/900 50419 0.6
1050 42” SP1-42          50180 0.8  SS1-42                  50420 0.8
1200 48” SP1-48 50181 0.9 SS1-48    50421 0.9
1500 60” SP1-60 50183 1.1 SS1-60 50423 1.1

Fo
r 1

87

NC187  
NYlON COVERED STEEl CABlE

NCS187    
NYlON COVERED  

STAINlESS CABlE

SS2    
300 SERIES STAINlESS  

SPRING WIRE PINS
3 10’ NC187-X 50669 0.1       NCS187-X 50673 0.1          450 18” SP2-18/450       50426 0.6  SS2-18/450 50439 0.6
30 100’ NC187-C 50670 2.2 NCS187-C 50674 2.2 500 20” SP2-20   50427 0.6 SS2-20 50440 0.6

600 24” SP2-24/600 50428 0.8 SS2-24/600 50441 0.8
750 30” SP2-30/750 50430 1.0 SS2-30/750 50443 1.0
900 36” SP2-36/900 50431 1.1 SS2-36/900 50444 1.1
1050 42” SP2-42 50432 1.3 SS2-42 50445 1.3
1200 48” SP2-48            50433 1.5  SS2-48 50446 1.5
1500 60” SP2-60 50435 1.9 SS2-60 50448 1.9

 


